LS-Titan Miniature DIN Switches

Accessories
LS-Titan Safety Switches
For Use With Description Notes Catalog Number
V1-2-M20 Any M20 screw terminal in 1/2 in. For use with The screw connection must be earthed. V1-2-M20-NA
American pipe thread, metal. Not total insulation.
__M20
Any M20 screw terminal in 1/2 in. For use with — V1-2-M20
American pipe thread, molded material.
1/2in
Any M20 diaphragm bolt. With internal push-through — EMS20
membrane. Will fit cable with an external diameter
of up to 13 mm. Rated IP65 with cable inserted.
Any Cage Clamp tool. — LS-XTW
M12A LS-Titan plastic bodies (LS-_) Plug connector, 12 mm, 4-pin male connector 1T I T M12A
M12x1 (M12x1). Rated IP65. Molded material. ? X \ X ?‘ S
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M12A5 LS-Titan metal bodies (LSM-_) Plug connector, 12 mm, 5-pin male connector T 4 M12A5
(M12x1). Rated IP65. Molded material. ? X \ X ?‘ S
Color coded to IEC/EN 60947-5-2. I +
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M22-LS Any Allows mounting of M22 pushbuttons. — M22-LS

(See the M22 catalog, CA04716001E, for
a full selection of pushbuttons.)
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