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15A & 20A Commercial Grade Switches

Commercial Grade AC Toggle 
Combination Switches

15A, 120/277V/AC; 15A, 120V/AC
20A, 120V/AC
Single-Pole, 3-Way

Toggle Combination Switches, Back & Side Wire
Rating

Description Color Suffix Catalog No.A V/AC

15 120/277 (2) Single-Pole, Switches A, B, LA, V, W  271__

(1) Single-Pole, Switch with 
(1) 3-Way Switch

B, LA, V, W  275__

(2) 3-Way, Switches LA, V, W  276__

15 120 (1) Single-Pole, Switch 1/25W 
(1) 125V Pilot Light

B, LA, V, W  277__*

(1) 3-Way, Switch w/Pilot Light 1/25W 
(1) 125V Pilot Light

B, V  294__*

* Not NOM Spec.

Toggle Switch with Receptacle, Back & Side Wire
Rating

Description Color Suffix Catalog No.A V/AC

15  
15

120 
125

(1) Single-Pole, Switch with NEMA 5-15 
(1) 2-Pole, 3-Wire Tamper Resistant Receptacle

A, B, BK, LA, V, W  TR274___

15  
15

120 
125

(1) 3-Way Switch with NEMA 5-15 
(1) 2-Pole, 3-Wire Tamper Resistant Receptacle

A, B, BK, LA, V, W  TR293___

15  
20

120 
125

(1) Single-Pole, Switch with NEMA 5-20 
(1) 2-Pole, 3-Wire Tamper Resistant Receptacle

A, B, BK, LA, V, W  TR291___*

* Not NOM Spec.

Accessories for Commercial Specification Grade Toggle Combination Switches

Description Catalog No.

1-Gang, Standard Size Duplex, 302/304 Stainless Steel Receptacle Wallplate  93101 •

1-Gang, Standard Size Duplex, Unbreakable Nylon Receptacle Wallplate, Almond  5132A •

1.30"
(33.0mm)

4.19"
(106.4mm)

3.28"
(83.3mm)

2.65"
(67.3mm)

1.08"
(27.4mm)

271

1.30"
(33.0mm)

4.19"
(106.4mm)

3.28"
(83.3mm)

2.65"
(67.3mm)

1.08"
(27.4mm)

277

1.30"
(33.0mm)

4.19"
(106.4mm)

3.28"
(83.3mm)

2.65"
(67.3mm)

1.08"
(27.4mm)

TR274

93101 5132A

Specification Information: 120/277 V/AC Commercial Toggle Combination: E-41 
Specifications and availability are subject to change without notice.

Indicates NAFTA Compliant - Page R-30

Color Ordering Information:
For ordering devices, include Catalog No. followed by the Color Suffix: A (Almond), B (Brown), BK (Black), LA (Light Almond), V (Ivory),  
W (White)

A B BK LA V W

(Almond) (Brown) (Black) (Lt. Almond) (Ivory) (White)


