Wiring Devices | Power Devices

SECTION

Heavy Duty | 2-Pole, 3-Wire Grounding
Grade Power | 30A, 125V/AC

Plugs & Adapters TT-30R
Features
« Terminals have pressure plates to protect wires » 1264 adapts travel trailer plug to female 15A or

« 83 accepts #12 - #10 AWG wire 20A, 125V/AC NEMA 5-15R or 5-20R receptacle

Power Plugs & Adapters @ @ '™

Rating =
A V/AC Description Color Catalog No. =
30 125 Angled NEMA TT-30P Power Plug BK 083 .

Matching Receptacle 1263
NEMA TT-30 Travel Trailer Plug to Receptacle Adapter BK 01264 o

83: Listed to UL498, file no. E15012; CSA certified to C22.2, no. 42; NOM certified

Heavy Duty | 2-Pole, 3-Wire Grounding
30A, 125V/AC;

1264 Grade Power o i
Plugs & Adapters 30A, 250V/AC
50A, 125V/AC; 50A, 250V/AC
6-30R  6-50R
Features
« Universal plugs include blades for both 30A and « Bodies made of durable thermoplastic
50A configurations of the same voltage « Accepts #10 - #6 AWG wire

« Terminals have pressure plates to protect wires

S41
Universal Power Plugs @ @ o
Rating =
A V/AC  Description Color Catalog No. =
30 125 Universal NEMA 5-30P/5-50P Power Plug BK 0 S41 .

Matching Receptacles 1233

50 125 Angled NEMA 5-30P/5-50P Power Plug
Matching Receptacles 1253

Listed to UL498, file no. E15012; CSA certified to C22.2, no. 42; NOM certified

S42 Universal Power Plugs @ @ W
Rating #=
A V/AC  Description Color Catalog No. =
30 250 Universal NEMA 6-30P/6-50P Power Plug BK 0842 .

Matching Receptacles 1232, 1234

50 250 Angled NEMA 6-30P/6-50P Power Plug
Matching Receptacles 1252, 1254

Listed to UL498, file no. E15012; CSA certified to C22.2, no. 42; NOM certified

Color Information:
BK (Black)

(Black)
Dimensional Information: B-70 Specification Information: Please visit www.cooperwiringdevices.com.
Specifications and availability are subject to change without notice.
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