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For accessories see pages 271-274.

©  Hammond Power Solutions Inc. Data subject to change without notice.

240 X 480 Primary Volts  120/240  Secondary Volts       60 Hz

277 Primary Volts   120/240  Secondary Volts           50/60 Hz

277/480 Primary Volts  208/277  Secondary Volts           50/60 Hz

sinGlE pHasE, nEma 3r stYlE EnclosurE

kVa catalog 
number

case
style

(pages 260 - 267)

approx. dimensions
(inches) approx. 

Weight 
(lbs.)

mtg type
W - Wall
f - floor

Wiring 
diagram

(pages 276 - 288)Width depth Height

0.05 c1fc05lE NQ0 3.75 5.25 7.25 7 W SCD1
0.10 c1fc10lE NQ0 3.75 5.25 7.25 7 W SCD1
0.15 c1fc15lE NQ0 3.75 5.25 7.25 8 W SCD1
0.25 c1fc25lE NQ1 4.50 5.75 7.25 9 W SCD1
0.35 c1fc35lE NQ1 4.50 5.75 7.25 15 W SCD1
0.50 c1fc50lE NQ1 4.50 5.75 7.25 16 W SCD1
0.75 c1fc75lEs NQ2 5.00 4.75 9.25 23 W SCD1

1 c1f1c0lEs NQ3 5.88 5.50 10.50 24 W SCD1
1.5 c1f1c5lEs NQ3 5.88 5.50 10.50 33 W SCD1
2 c1f002lEs NQ4 7.00 6.50 11.75 42 W SCD1
3 c1f003lEs NQ4 7.00 6.50 11.75 55 W SCD1
5 c1f005lEs NQ5 10.00 7.75 17.25 96 W SCD1

7.5 c1f007lEs NQ6A 12.25 9.25 17.63 148 W SCD2
10 c1f010lEs NQ6 12.25 9.25 20.88 179 W SCD2
15 c1f015lEs NQ7 14.50 10.75 21.38 265 W SCD2
25 c1f025lEs NQ8 14.50 10.75 27.38 385 W SCD2

37.5 c1f037lEs NQS10 21.88 18.50 31.00 598 F or W* SCD2

kVa catalog 
number

case
style

(pages 260 - 267)

approx. dimensions
(inches) approx. 

Weight 
(lbs.)

mtg type
W - Wall
f - floor

Wiring 
diagram

(pages 276 - 288)Width depth Height

0.05 c1fc05cE NQ0 3.75 5.25 7.25 7 W SCD4
0.10 c1fc10cE NQ0 3.75 5.25 7.25 7 W SCD4
0.15 c1fc15cE NQ0 3.75 5.25 7.25 8 W SCD4
0.25 c1fc25cE NQ0 3.75 5.25 7.25 9 W SCD4
0.35 c1fc35cE NQ1 4.50 5.75 7.25 15 W SCD4
0.50 c1fc50cE NQ2 4.50 5.75 7.25 15 W SCD4
0.75 c1fc75cEs NQ2 5.00 4.75 9.25 23 W SCD4

1 c1f1c0cEs NQ3 5.88 5.50 10.50 24 W SCD4
1.5 c1f1c5cEs NQ3 5.88 5.50 10.50 33 W SCD4
2 c1f002cEs NQ4 7.00 6.50 11.75 42 W SCD4
3 c1f003cEs NQ4 7.00 6.50 11.75 55 W SCD4
5 c1f005cEs NQ5 10.00 7.75 17.25 96 W SCD4

7.5 c1f007cEs NQ6A 12.25 9.25 17.63 148 W SCD2
10 c1f010cEs NQ6 12.25 9.25 20.88 178 W SCD2

kVa catalog 
number

case
style

(pages 260 - 267)

approx. dimensions
(inches) approx. 

Weight 
(lbs.)

mtg type
W - Wall
f - floor

Wiring 
diagram

(pages 276 - 288)Width depth Height

0.05 c1fc05Hr NQ0 3.75 5.25 7.25 7 W SCD42
0.10 c1fc10Hr NQ0 3.75 5.25 7.25 8 W SCD42
0.15 c1fc15Hr NQ0 3.75 5.25 7.25 11 W SCD42
0.25 c1fc25Hr NQ1 4.50 5.75 7.25 12 W SCD42
0.35 c1fc35Hr NQ2 5.00 4.75 9.25 15 W SCD42
0.50 c1fc50Hr NQ2 5.00 4.75 9.25 18 W SCD42
0.75 c1fc75Hrs NQ3 5.88 5.50 10.50 25 W SCD42

1 c1f1c0Hrs NQ3 5.88 5.50 10.50 31 W SCD42
1.5 c1f1c5Hrs NQ4 7.00 6.50 11.75 39 W SCD42
2 c1f002Hrs NQ4 7.00 6.50 11.75 54 W SCD42
3 c1f003Hrs NQ5 10.00 7.75 17.25 80 W SCD43
5 c1f005Hrs NQ6 12.25 9.25 20.88 156 W SCD43

7.5 c1f007Hrs NQ6 12.25 9.25 20.88 188 W SCD43
10 c1f010Hrs NQ6 12.25 9.25 20.88 179 W SCD43

*OptiOnal wall mOunting kit required.
refer tO page 273 fOr details.


