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TYPE YPC-U

UNIVERSAL CRIMPIT™

Line Tap for Combinations of
Copper, Aluminum, ACSR,
6201, 5005 and Compressed
and Compact Conductors

Extra wide range universal connector. Two
dies and 5 connectors take run sizes 1/0-600,
and tap sizes 6-400. Wide range made
possible by long ram travel of BURNDY®

HYPRESS™ tools. Figure "6"- shape
separates run and tap wires, and minimizes
galvanic corrosion of conductors. Connector

can be gripped in tool and slipped over line
for easy installation. Pre-filled with
PENETROX™ joint compound and
Stripsealed.

① 2/0 Str. Cu Aluminum and 2/0 ACSR may also be installed
in run when tap is 3/0 Str. or larger.

② YPC28U4 only may be installed with MD6 HYTOOL™ and
the BCT500HS with D3 groove.

† U Die with adapter PT-6515.
‡ U Die with adapter PUADP-1.

RUN TAP TOOLS, DIE SET CATALOG
CATALOG ALUMINUM ALUMINUM DIE NO., & (NUMBER OF CRIMPS)
NUMBER & COPPER ACSR, 5005 & COPPER ACSR, 5005 L INDEX Y35,Y750 Y45† Y46‡

6, 4, 3 Str.
3/0 - 4/0 Str. & 3/0 - 4/0 &

6, 4, 3, 2 Sol. & 6, 4 & 6, 4, 3 D3
YPC28U4 4/0, 250, 266.8 4/0, 266.8 (18/1)

6, 4, 3, Alum. ACSR Compressed
1-5/8

②
U-D3 (1) U-D3 (1) U-D3 (1)

Alum. Compressed ACSR Compressed
Compressed

YPC28U26 1/0 (7) - 4/0 (7) 1/0 - 4/0 3 Sol. - 2/0 (7) 4 - 1/0 2-3/4 D3 U-D3 (2) — —
2/0, 3/0, 4/0 Str.

3/0, 4/0 Str.
3/0 - 4/0 & 3/0 - 4/0 4/0 Sol. & 2/0, 3/0, 4/0 &

YPC28U28 4/0 Sol. &
266.8 (18/1) 3/0, 4/0, 250 3/0, 4/0, 266.8 (18/1) 2-3/4 D3 U-D3 (2) U-D3 (2) U-D3 (2)

① 4/0, 250, 266.8
ACSR Compressed 266.8 Alum. ACSR Compressed

Alum. Compressed
Compressed

3/0, 4/0 Str. & 3/0 - 4/0 & 3/0 - 4/0 Str. &
YPC28R28A 4/0, 250, 266.8 4/0, 266.8 (18/1) 4/0 Alum.

3/0 & 4/0
2-3/4 D3 U-D3 (2) U-D3 (2) U-D3 (2)

Alum. Compressed ACSR Compressed Compressed
ACSR Compressed

YPC33R26U 250 (37) - 400 (37) 266.8 (18-1) - 397.5 (18-1) 6 Sol. - 2/0 (19) 6 - 1/0 2-1/8 N U-N (2) S-N (2) P-N (2)
YPC33R28R 250 (37) - 477 (37) 266.8 (18-1) - 397.5 (18-1) 2/0 (19) - 4/0 (19) 2/0 - 4/0 8-7/8 N U-N (3) S-N (3) P-N (3)
YPC33R33R 250 (37) - 400 (37) 266.8 (18-1) - 397.5 (18-1) 250 (37) - 400 (37) 266.8 (18-1) - 397.5 (18-1) 8-7/8 N U-N (3) S-N (3) P-N (3)
YPC38R26U 477 (19) - 600 (61) 397.5 (26-7) - 556.5 (18-1) 6 Sol. - 2/0 (19) 6 - 1/0 2-1/8 N U-N (2) S-N (2) P-N (2)
YPC36A32 397.5 (19) - 600 (61) 336.5 (26-7) - 556.5 (18-1) 2/0 (7) - 400 (37) 2/0 (6-1) - 397.5 (18-1) 5 Z — S-Z (3) —
YPC36A36 397.5 (19) - 600 (61) 336.5 (26-7) - 556.5 (18-1) 397.5 (19) - 600 (61) 397.5 (26-7) - 556.5 (18-1) 6-3/4 Z — S-Z (4) —
YPC40A32 600 (61) - 800 (61) 556.5 (18-1) - 795 (26-7) 2/0 (7) - 400 (37) 2/0 (6-1) - 397.5 (18-1) 5 T — S-T (3) —
YPC40A36 600 (61) - 800 (61) 556.5 (18-1) - 795 (26-7) 397.5 (19) - 600 (61) 336.4 (26-7) - 556.5 (18-1) 5 T — S-T (3) —
YPC40A40 600 (61) - 954 (61) 556.5 (18-1) - 795 (26-7) 600 (61) - 954 (61) 556.5 (18-1) - 795 (26-7) 9-7/8 T — S-T (6) —


