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CABLE|CABLE |£1/16| miN. [£1716/3/64 1732 |4+1/32[ BOLT | 1/32] KEY | CODE
0.D.]1.D.
256-30695-1403| 2 | 500 |925/24(3.00|1.312[1.600] .220 |1.100| .882|.630| 3/8 | - — |BROWN| 87
256-30695- 1404 2 | 700 [1325/24 3.29 |1.290(1.810].280 |1.240| .997| 650 | 3/8 | - — | PINK| 99
256-30695-1405| 2 | 700 [1325/24 3.29 |1.290(1.810].280 |1.240] .997 | 500 | 172 | —_ |PINK| 99
256-30695-1406| | | 700 |1325/24] 4.05 (2. 110[1.810| .280 |1.240] 997 | .650 | 3/8 |1.000| PINK| 99
(] MATERIAL: HIGH CONDUCTIVITY WROUGHT COPPER
(] FINISH; ELECTRO TIM PLATED
GENERAL NOTES
I. ALL DIMENSIONS ARE FOR mm
REFERENCE ONLY. wew. ob. com A Member of the ABB Group
2. DIMENSIONS IN BRACKETS [ 1
ARE IN METRIC UNITS. DESCRIPTION: COPPER LUG
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