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Cable/Conduit
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Cable/Conduit
Beam – Snap Close Clamps

H-MSMR Conduit to Flange Clip 
with Retainer, Side Mount

• Only one piece to install
• Fast hammer-on installation
• Riveted retainer strap replaces 

cumbersome assemblies and 
hardware

• Retainer strap is easily bent into 
position

• Lightweight design

Material: Spring Steel
Finish: CADDY® ARMOUR  

Part 
Number Description F

F1F2

F

C24812SM 1/2”, 3/4” EMT, 0.706”–0.922” OD,  
1/8”–1/4” Flange 25 lb 50 pc

C58812SM 1/2”, 3/4” EMT, 0.706”–0.922” OD,  
5/16”–1/2” Flange 25 lb 50 pc

C912812SM 1/2”, 3/4” EMT, 0.706”–0.922” OD,  
9/16”–3/4” Flange 25 lb 50 pc

C2416SM 1” EMT, 1.18”–1.37” OD, 1/8”–1/4” Flange 25 lb 50 pc

C5816SM 1” EMT, 1.18”–1.37” OD, 5/16”–1/2” Flange 25 lb 50 pc

C91216SM 1” EMT, 1.18”–1.37” OD, 9/16”–3/4” Flange 25 lb 50 pc

 

BC-M Conduit to Beam Clamp

• Easy installation to beam 
flanges

• Eliminates offset bending 
conduit

• Conduit clip rotates 360 
degrees

Material: Spring Steel
Finish: CADDY® ARMOUR  

Part 
Number Description F

F1F2

F

BC812M 1/2”, 3/4” EMT, 1/2” Max Flange 100 lb 100 pc

BC16M 1” EMT, 1/2” Max Flange 100 lb 100 pc

BC20M 1 1/4” EMT, 1/2” Max Flange 100 lb 100 pc

BC24M 1 1/2” EMT, 1/2” Max Flange 100 lb 50 pc

BC32M 2” EMT, 1/2” Max Flange 100 lb 50 pc

 




