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Strut Clamps

SCH1 Single Piece Strut Clamp
for Conduit

e One-piece conduit clamp

¢ No screws or bolts to drop

® Requires only a screwdriver or
nutdriver for installation

e Fits into open side of strut
channel

Material: Steel
Finish: Electrogalvanized

Kl?:rrtnber Description

SCH8 172" EMT 200 Ib
SCH12 3/4" EMT, 1/2" Rigid/Pipe 200 Ib
SCH16 1" EMT, 3/4" Rigid/Pipe 200 Ib
SCH20 1 1/4" EMT, 1" Rigid/Pipe 200 Ib

SCH2 Single Piece Strut Clamp
for Cable/Conduit

¢ One-piece cable/conduit clamp
with protective boot

* No screws or bolts to drop

® Requires only a screwdriver or
nutdriver for installation

e Fits into open side of strut
channel

Material: Steel
Finish: Electrogalvanized

Klaurrtnber Description

SCH6B 0.1"-0.63" OD 200 Ib
SCH8B 0.34"-0.71" OD, 1/2" EMT 200 Ib
SCH12B 0.57"-0.92" OD, 3/4" EMT, 1/2" Rigid/Pipe 200 Ib
SCH16B | 0.72"-1.16" OD, 1" EMT, 3/4" Rigid/Pipe 200 Ib
SCH20B 1"-1.51" OD, 1 1/4" EMT, 1" Rigid/Pipe 200 Ib
SCH24B | 1.25"-1.74" OD, 1 1/2" EMT, 1 1/4" Rigid/Pipe 350 Ib
SCH32B 1.74"-2.2" OD, 2" EMT, 1 1/2" Rigid/Pipe 350 Ib
SCH40B | 2"-2.38" OD, 2" Rigid/Pipe 350 Ib
SCH48B 2.38"-2.88" OD, 2 1/2" EMT, 2 1/2" Rigid/Pipe 350 Ib
SCH56B | 2.72"-3.5" OD, 3" EMT, 3" Rigid/Pipe 350 Ib
SCH64B 3.25"-4" 0D, 3 1/2" EMT, 3 1/2" Rigid/Pipe 350 Ib
SCH72B | 3.85"-4.5" OD, 4" EMT, 4" Rigid/Pipe 350 Ib
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