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CI6603 (-IT) / CI6632 (-IT)

CI6703 (-IT) / CI6716 (-IT)

Commercial Grade Fittings

Liquidtight Conduit
Zinc Alloy Fittings

IT: with insulated throat

IT: with insulated throat

 

Cat. No. Trade 
Size (in.)

KO 
Size (in.)

Dimensions (in.)
A B C

Straight Liquidtight Fittings (Zinc Alloy)
CI6603 3/8 1/2 1.58 0.53 1.18

CI6604 1/2 1/2 1.52 0.53 1.29

CI6606 3/4 3/4 1.69 0.53 1.57

CI6608 1 1 2.06 0.58 1.81

CI6610 1-1/4 1-1/4 2.06 0.61 2.18

CI6612 1-1/2 1-1/2 2.09 0.63 2.51

CI6616 2 2 2.15 0.63 3.03

CI6620 2-1/2 2-1/2 3.54 1.02 3.68

CI6624 3 3 4.05 1.07 4.38

CI6632 4 4 4.99 1.15 5.54

Straight Liquidtight Fittings – Insulated Throat (Zinc Alloy)
CI6603-IT 3/8 1/2 1.66 0.63 1.18

CI6604-IT 1/2 1/2 1.62 0.63 1.29

CI6606-IT 3/4 3/4 1.79 0.63 1.57

CI6608-IT 1 1 2.16 0.68 1.81

CI6610-IT 1-1/4 1-1/4 2.16 0.71 2.18

CI6612-IT 1-1/2 1-1/2 2.19 0.73 2.51

CI6616-IT 2 2 2.25 0.73 3.03

CI6620-IT 2-1/2 2-1/2 3.64 1.12 3.68

CI6624-IT 3 3 4.15 1.17 4.38

CI6632-IT 4 4 5.09 1.25 5.54

90° Liquidtight Fittings (Zinc Alloy)
CI6703 3/8 1/2 2.11 0.53 2.53

CI6704 1/2 1/2 2.24 0.53 2.46

CI6706 3/4 3/4 2.47 0.55 2.79

CI6708 1 1 3.46 0.58 3.86

CI6710 1-1/4 1-1/4 3.37 0.67 3.99

CI6712 1-1/2 1-1/2 4.28 0.61 5.04

CI6716 2 2 4.21 0.71 5.06

LT-297 2-1/2 2-1/2 4.32 0.88 3.65

LT-298 3 3 4.81 0.88 4.32

LT-2910 4 4 5.32 0.88 5.32

90° Liquidtight Fittings – Insulated Throat (Zinc Alloy)
CI6703-IT 3/8 1/2 2.27 0.63 2.53

CI6704-IT 1/2 1/2 2.24 0.63 2.46

CI6706-IT 3/4 3/4 2.54 0.65 2.79

CI6708-IT 1 1 3.25 0.68 3.86

CI6710-IT 1-1/4 1-1/4 3.50 0.77 3.99

CI6712-IT 1-1/2 1-1/2 4.30 0.71 5.04

CI6716-IT 2 2 5.16 0.81 5.06

Tapered threaded hub complete with zinc die cast locknut


