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Iberville ® Commercial Grade Fittings

Concrete-tight

Concrete-tight

Concrete-tight

CI5004 (-IT) / 
CI5008 (-IT)

CI5020 (-IT) / 
CI5032 (-IT)

CI5054 / CI5058

Zinc Die Cast Locknut

CI5410 / CI5432
CI5410IT / CI5432IT

Zinc Die Cast Locknut

IT: with insulated throat.

Zinc Die Cast Locknut

IT: with insulated throat.

Zinc Die Cast Locknut

IT: with insulated throat.

CI5010 (-IT) / 
CI5016 (-IT)

CI5404 / CI5408
CI5404IT / CI5408IT

Cat. No. Trade
Size (in.)Regular Insulated

EMT Set-Screw Fittings (Steel)
CI5404 CI5404-IT 1/2
CI5406 CI5406-IT 3/4
CI5408 CI5408-IT 1
CI5410 CI5410-IT 1-1/4
CI5412 CI5412-IT 1-1/2
CI5416 CI5416-IT 2
CI5420 CI5420-IT 2-1/2
CI5424 CI5424-IT 3
CI5432 CI5432-IT 4

Cat. No. Trade
Size (in.)Regular Insulated

EMT Set-Screw Fittings (Zinc Alloy)
CI5004 CI5004-IT 1/2
CI5006 CI5006-IT 3/4
CI5008 CI5008-IT 1
CI5010 CI5010-IT 1-1/4
CI5012 CI5012-IT 1-1/2
CI5016 CI5016-IT 2
CI5020 CI5020-IT 2-1/2
CI5024 CI5024-IT 3
CI5032 CI5032-IT 4

Cat. No. Trade Size (in.) Offset (in.)
EMT Set-Screw
Offset Body Fittings (Zinc Alloy)
CI5054 1/2 3/8
CI5056 3/4 3/4
CI5058 1 3/4

EMT

Set-Screw Fittings


