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Accessories
Mechanical
T1 - T7

OHB65J6

KT5RH

OHB125J10

Padlock locking device
Frame Style Locking Position Breaker

Mounting Catalog number

T1,T2,T3 PLL
OPEN/CLOSED

Fixed
KT3LD

OPEN KT3LDO

Ts3 FLD OPEN
Fixed, Plug-In KTS3FLD
Draw-0ut KTS3FLDW 

T4-T5 FLD OPEN
Fixed, Plug-In KT5FLD
Draw-out KT5FLDW 

T6 FLD OPEN
Fixed, Plug-In KT6FLD
Draw-out KT6FLDW 

T7 PLL OPEN Fixed, Drawout KT7LDO

Keylocks-rotary handle mechanism

Frame Style Locking Position Keys Catalog number

T1,T2,T3 RHL OPEN/CLOSED Different KT3RHL3
Ts3 - OPEN Different KTS3KLFD
T4-T5 KLF-D OPEN Different KT5KLFD
T6 KLF-D OPEN Different KT6KLFD
T7 KLF-D OPEN Different KT7KLFD

Direct mount rotary operator handle
Frame Breaker

Mounting Catalog number

T1, T2, T3 Fixed, Plug-In KT3RH
Ts3 Fixed, Plug-In KTS3RH
Ts3 Draw-out KTS3RHW
T4-T5 Fixed, Plug-In KT5RH
T4-T5 Draw-0ut KT5RHW
T6 Fixed, Draw-out KT6RH
T6 Draw-out KT6RHW
T7 Fixed, Draw-out KT7RH

Variable depth handle operators
Frame NEMA rating Mechanism 

catalog number Shaft catalog number Handle catalog 
number

T1—T3

1,3R,12 — — OHB65J6
OHY65J6

4, 4X KT3VD-M OXP6X430 (16.9”) 1
OHB80L6
OHY80L6

1 — KT3VD-S (11.8”) KT3VD-H

Ts3

1,3R,12 — OXP10X148 (5.8") 1
OHB95J10
OHY95J10

4,4X KTS3VD-M OXP10X225 (8.9") OHB95L10
OHY95L10

— — OXP10X500 (19.7") —
1 — KTS3VD-S (20") KTS3VD-H

T4-T5

1,3R,12 — OXP10X148 (5.8") OHB95J10
OHY95J10

4,4X KT5VD-M OXP10X225 (8.9") OHB95L10
OHY95L10

— — OXP10X500 (19.7") —
— — — —
1 — KT5VD-S (19.7") KT5VD-H

T6

1,3R,12 — OXP10X148 (5.8") OHB125J10
OHY125J10

4,4X KT6VD-M OXP10X225 (8.9") OHB125L10
— — OXP10X500 (19.7") —
1 — KT5VD-S (19.7) KT6VD-H

T7

1,3R,12 — OXP10X148 (5.8") OHB175J10
OHY175J10

4, 4X KT7VD-M OXP10X225 (8.9") OHB175L10
— — OXP10X500 (19.7") —
1 — KT7VD-S (19.7") KT7VD-H

1 Discount schedule H6.


