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B-262

Aluminum Tray
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Support Span
Feet

SerieS 6 8 10 12 14 16 18 20

AH0-4
Load (lb./ft.) 152 86 55 38 — — — —

Deflection (in.) .265 .472 .737 1.062 — — — —
Deflection Factor .002 .006 .013 .028 — — — —

AH1-4
Load (lb./ft.) 239 134 86 60 — — — —

Deflection (in.) .318 .565 .884 1.272 — — — —
Deflection Factor .001 .004 .010 .021 — — — —

AH2-4
Load (lb./ft.) 358 202 129 90 66 51 40 32

Deflection (in.) .416 .740 1.156 1.673 2.277 2.974 3.764 4.590
Deflection Factor .001 .004 .009 .019 .034 .059 .094 .143

Support Span
Feet

SerieS 6 8 10 12 14 16 18 20

AH3-4
Load (lb./ft.) 522 294 188 131 96 73 58 47

Deflection (in.) .477 .849 1.326 1.909 2.599 3.395 4.296 5.304
Deflection Factor .001 .003 .007 .015 .027 .046 .074 .113

AH4-4
Load (lb./ft.) 589 331 212 147 108 83 65 53

Deflection (in.) .441 .785 1.226 1.766 2.403 3.139 3.973 4.905
Deflection Factor .001 .002 .006 .012 .022 .038 .061 .092

AH5-4
Load (lb./ft.) 867 488 312 217 159 122 96 78

Deflection (in.) .505 .898 1.403 2.021 2.751 3.593 4.547 5.614
Deflection Factor .001 .002 .004 .009 .017 .029 .047 .072

....................................Specifications ....................................

....................................Specifications ....................................

• NEMA Rating — AH0-4: 8B; AH1-4: 12A, 8C; AH2-4: 12B

• CSA — AH1-4: C; AH2-4: D/3m

• UL Cross Sectional Area — All: .6 in.2

• Side Rail Design Factors, 1 Pair — AH0-4: Ix: 1.67 in.4; Sx: .774 in.3; Area: .742 
in.2; AH1-4: Ix: 2.19 in.4; Sx: 1.05 in.3; Area: .906 in.2; AH2-4: Ix: 2.51 in.4; Sx: 
1.17 in.3; Area: .986 in.2

* Series 0 and Series 1 not available in 24-ft. or 6m lengths.
** For load ratings of CSA Class C/NEMA 12C or less, please see an alternative  

ventilated series of cable tray on pages B-334–B-357.

• NEMA Rating — AH3-4: 12C, 16A; AH4-4: 20A, 16B; AH5-4: 20B, 16C

• CSA — AH3-4: D/6m; AH4-4: E/3m; AH5-4: E/6m

• UL Cross Sectional Area — AH3-4, AH4-4: 1 in.2; AH5-4: 1.5 in.2

• Side Rail Design Factors, 1 Pair — AH3-4: Ix: 3.19 in.4; Sx: 1.41 in.3; Area: 1.22 
in.2; AH4-4: Ix: 3.89 in.4; Sx: 1.75 in.3; Area: 1.4 in.2; AH5-4: Ix: 5 in.4; Sx: 2.24 
in.3; Area: 1.76 in.2

4" Straight Sections, Series 0-4,
1-4, 2-4 — Ladder, Ventilated  
and Solid Trough

4" Straight Sections, Series 3-4, 
4-4, 5-4 — Ladder, Ventilated  
and Solid Trough

Material
A = Aluminum

Style
H = H-Beam

Series
0 = Series 0*
1 = Series 1*
2 = Series 2

Width
06 = 6"
09 = 9"
12 = 12"
18 = 18"
24 = 24"
30 = 30"
36 = 36"

Bottom type
L06 = 6" Rung Spacing
L09 = 9" Rung Spacing
L12 = 12" Rung Spacing

V = Ventilated**
S = Solid Trough

Length
144 = 12 ft.
288 = 24 ft.

3 = 3m
6 = 6m

A H 0 - 4 - 24 L09 - 144

Side rail Height
4"

Material
A = Aluminum

Style
H = H-Beam

Width
06 = 6"
09 = 9"
12 = 12"
18 = 18"
24 = 24"
30 = 30"
36 = 36"

Bottom type
L06 = 6" Rung Spacing
L09 = 9" Rung Spacing
L12 = 12" Rung Spacing

V = Ventilated
S = Solid Trough

Length
144 = 12 ft.
288 = 24 ft.

3 = 3m
6 = 6m

A H 5 - 4 - 24 L09 - 144

Series
3 = Series 3
4 = Series 4
5 = Series 5

Side rail Height
4"




