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Iberville ® Commercial Grade Fittings

500-SC / 503-SC

RC-1/2 / RC-4-SC

RCS-1/2 / RCS-2

EC-1/2 / EC-3

A

C

B Jaw Open ing

PC-3/8 / PC-4

Cat. No.
Trade
Size
(in.)

Jaw
Opening
(in.)

Tap Base
and Back

Dimensions (in.)

A B C

Beam Clamps (Malleable Iron)
500-SC 1/4NC 15/16 1/4-20 1 1-1/4 1-7/16
501 5/16NC 7/8 5/16-18 1-9/16 1-9/16 1-11/16
502 3/8NC 1 3/8-16 2 1-7/8 1-3/4
503-SC 1/2NC 1 1/2-13 2-1/2 2-3/8 2-3/8

Cat. No. Trade Size (in.)
RCS Type Beam Clamps (Steel)
RCS-1/2  1/2
RCS-3/4  3/4
RCS-1  1
RCS-1-1/4  1-1/4
RCS-1-1/2  1-1/2
RCS-2  2
PC Type Beam Clamps (Malleable Iron)
PC-3/8  3/8
PC-1/2  1/2
PC-3/4  3/4
PC-1  1
PC-1-1/4  1-1/4
PC-1-1/2  1-1/2
PC 2SC  2
PC-2-1/2  2-1/2
PC-3  3
PC-3-1/2  3-1/2
PC-4 4

Cat. No. Trade Size (in.)
EC Type Beam Clamps (Malleable Iron)
EC-1/2  1/2
EC-3/4  3/4
EC-1  1
EC-1-1/4  1-1/4
EC-1-1/2  1-1/2
EC-2  2
EC-2-1/2  2-1/2
EC-3  3
RC Type Beam Clamps (Malleable Iron)
RC-1/2  1/2
RC-3/4  3/4
RC-1  1
RC-1-1/4  1-1/4
RC-1-1/2  1-1/2
RC-2-SC  2
RC-2-1/2  2-1/2
RC-3  3
RC-3-1/2  3-1/2
RC-4-SC  4

Rigid Conduit

Accessories


