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Approved for copper or aluminum.
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CO2 Series

Product Specifications

• Conductor range :1 AWG-250 kcmil

• Aluminum tunnel type connectors

• Suitable for 120/240 volts single phase service entrance for
mobile homes, trailers, temporary services, recreational parks
and other commercial and residential locations

• Factory installed 2 pole circuit breaker; 10000 rms amperes
interrupting capacity

• Adjustable bracket now available for field installation to accept
Square D and Cutler Hammer (ED, EDH series) breakers,
catalogue number CO3417M-1-FG (see page 39) 

• “QJ” Type Siemens breaker

• Supplied with screw type ring

• Weatherproof Type 3R enclosure

• Primarily used in: All provinces

*HI breaker for Quebec only

COMBINATION METER SOCKET WITH W/O BREAKER • 200 AMP. 120/240 VOLTS MAX.

Ordering Information

Cat. No.: CO3417M-1-FG

Trade Size K.O.’s
Ø1-1/4, 1-1/2, 2 and 2-1/2
6 Places

7-5/8

2-1/4
7/8

4-1/6
9-16

1/2
Trade Size
Knock-out
Ø1/2
1 Place

Trade Size
Knock-out
Ø1/4
1 Place

Dimensions are in inches

CATALOGUE
NUMBER DESCRIPTION

DIMENSIONS (inches) WEIGHT EACH

H W D lb kg

4 JAW
CO2 Overhead 200 Amp. without breaker 32-3/4 11-13/16 5-7/16 28 12.7

CO2-125 Overhead c/w 125 Amp. breaker 32-3/4 11-13/16 5-7/16 30 13.6

CO2-125-5V 5th jaw overhead c/w 125 Amp. breaker 32-3/4 11-13/16 5-7/16 30 13.6

CO2-125HI* Overhead c/w 125 Amp. 22KA Siemens breaker – For Quebec Only 32-3/4 11-13/16 5-7/16 30 13.6

CO2-150 Overhead c/w 150 Amp. breaker 32-3/4 11-13/16 5-7/16 30 13.6

CO2-150-5V 5th jaw overhead c/w 150 Amp. breaker 32-3/4 11-13/16 5-7/16 30 13.6

CO2-150HI* Overhead c/w 150 Amp. 22KA Siemens breaker – For Quebec Only 32-3/4 11-13/16 5-7/16 30 13.6

CO2-200 Overhead c/w 200 Amp. breaker 32-3/4 11-13/16 5-7/16 30 13.6

CO2-200-5V 5th jaw overhead c/w 200 Amp. breaker 32-3/4 11-13/16 5-7/16 30 13.6

CO2-200HI* Overhead c/w 200 Amp. 22KA Siemens breaker – For Quebec Only 32-3/4 11-13/16 5-7/16 30 13.6

CO2-200G Underground c/w 200 Amp. breaker and gutter 32-3/4 11-13/16 5-7/16 32.6 14.6

CO2-200GM Overhead c/w 200 Amp. Siemens breaker and gutter and adjustable bracket 32-3/4 11-13/16 5-7/16 30 13.6

CO2-G Underground no breaker c/w gutter 32-3/4 11-13/16 5-7/16 28 12.7

CO2-GMB Special Atco Electric – For Alberta Only 32-3/4 11-13/16 5-7/16 28 12.7
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