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Discount Schedule D

Circuit Breakers
Main and Branch Circuit Breakers� Selection

UL Interrupting
Breaker Ampere Catalog List Ratings (kA)
Type Rating Number Price $ Volts AC 120/240

125 Q2125B 420.00 10
150 Q2150B 420.00 10
175 Q2175B■ 420.00 10
200 Q2200B 420.00 10
225 Q2225B 420.00 10

125 Q2125BH 1075.00 22
150 Q2150BH 1075.00 22
175 Q2175BH■ 1075.00 22
200 Q2200BH 1075.00 22
225 Q2225BH■ 1075.00 22

125 Q2125BHH■ 2131.00 65
150 Q2150BHH 2131.00 65
175 Q2175BHH■ 2131.00 65
200 Q2200BHH 2131.00 65
225 Q2225BHH■ 2131.00 65

100 HQ2100BH■ 2603.00 100
125 HQ2125BH■ 2603.00 100
150 HQ2150BH■ 2603.00 100
175 HQ2175BH■ 2603.00 100
200 HQ2200BH■ 2603.00 100
225 HQ2225BH■ 2603.00 100

QPP
2-Pole
120/240V AC

QPPH
2-Pole
120/240V AC

HQPP
2-Pole
120/240V AC

HQPPH
2-Pole
120/240V AC

Breaker Ampere Catalog UL Interrupting List
Type Rating Number Ratings (kA) Price $

QPJ�

125 QPJ3125 10 1168.00
3-Pole 150 QPJ3150 10 1168.00
240V AC 200 QPJ3200 10 1168.00

Breaker Ampere Catalog List Catalog List UL Interrupting
Type Rating Number Price $ Number Price $ Ratings (kA)

QN 150 QN2150 454.00 QN2150R� 454.00 10
2-Pole 175 QN2175■ 454.00 QN2175R�■ 454.00 10
120/240V AC 200 QN2200 454.00 QN2200R� 454.00 10

QNH 150 QN2150H 558.00 QN2150RH� 558.00 22
2-Pole 175 QN2175H■ 558.00 QN2175RH�■ 558.00 22
120/240V AC 200 QN2200H 558.00 QN2200RH� 558.00 22

HQN 150 HQN2150 2394.00 HQN2150R� 2394.00 65
2-Pole 175 HQN2175■ 2394.00 HQN2175R�■ 2394.00 65
120/240V AC 200 HQN2200 2394.00 HQN2200R� 2394.00 65

For inches / millimeters conversion, see Application Data
section.
■ Built to order. Allow 2–3 weeks for delivery.

� All circuit breakers on this page are common trip.
� Reverse handle.
� CSA Listed.
� MBK100A for use in 100 and 125A load centers.

MBK125A for use in 125A load centers.
MBK150A for use in 150, 200 and 225A load centers.
MBK200A for use in 200 and 225A load centers.
MBK225A for use in 225A load centers.

Requires 4 panel spaces, 2 adjacent and 2 opposite. SHIPPING: 1 per carton (Wt. 3 lbs.)

For use in Ultimate Load Centers� For use in EQIII Load Centers
UL Ampere Catalog List UL Ampere Catalog List UL Interrupting
Type Rating Number Price $ Type Rating Number Price $ Ratings (kA)

EQ8681 100 MBK100A 219.00 EQ9675 100 MBK100
�

248.00 22
EQ8682 125 MBK125A 450.00 EQ9676 125 MBK125

�
489.00 22

EQ8693 150 MBK150A 560.00 EQ9683 150 MBK150
�

609.00 22
EQ8695 200 MBK200A 560.00 EQ9685 200 MBK200

�
609.00 22

EQ8696 225 MBK225A 560.00 EQ9686 225 MBK225
�

609.00 22

Main Breaker Kits

Requires 6 spaces due to cross over design. Fits only EQIII 125-400A 3-phase load centers

SHIPPING: 5 per carton (Wt. 17 lbs.)

Circuit breaker is 4-poles wide. For use on 200A modular and Uni-Pak® metering, and on 300-600A load centers.

SHIPPING: 8 per master carton (Wt. 17.5 lbs., 2 per carton)

Control Voltage AC Add Suffix List Adder $

120V 00S01■ 275.00

QN/QNH/HQN and Ultimate Main Breaker Kit Accessories
(Factory installed only)
Shunt Trip

QNR QN

EQ96XX

2-Pole QPP

QPJ

100–125A 150–225A
EQ9868X                  EQ869X 
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