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Ground Clamps

Cat. No. GrouNd wirE sizE watEr PiPE sizE

2-tB #6, #4, #2 1⁄2", 3⁄4", 1" or rebar 4-10
3-tB #6, #4, #2 11⁄4", 11⁄2" or 2"
4 #6, #4, #2 21⁄2", 3" or 31⁄2"
5-tB #6, #4, #2 4", 41⁄2" or 5"
6 #6, #4, #2 6"

Malleable iron. #6 – #2 AWG ground wire.

Water Pipe Ground Clamps

Water Pipe Ground Clamps

Cat. No.
GrouNd  

wirE sizE
watEr  

PiPE sizE Cat. No.
GrouNd  

wirE sizE
watEr  

PiPE sizE

3902 #4–4/0 AWG 1⁄2"–1" 3902Bu* #4–4/0 AWG 1⁄2"–1"
3903 #4–4/0 AWG 11⁄4"–2" 3903Bu* #4–4/0 AWG 11⁄4"–2"
3904 #4–4/0 AWG 21⁄2"–31⁄2" 3904Bu* #4–4/0 AWG 21⁄2"–31⁄2"
3905-tB #4–4/0 AWG 4"–5" 3905Bu* #4–4/0 AWG 4"–5"
3906-tB #4–4/0 AWG 6" 3906Bu* #4–4/0 AWG 6"
3907 #4–4/0 AWG 8" 3907Bu* #4–4/0 AWG 8"
3908 #4–4/0 AWG 10" 3908Bu* #4–4/0 AWG 10"
3909-tB #4–4/0 AWG 12" 3909Bu* #4–4/0 AWG 12"

* UL Listed for direct burial

Cat. No. watEr PiPE sizE

CoNduCtor raNGE dimENsioNs (iN.)

stEEl ClamP sCrEw alumiNum wirE sCrEwmax. miN. a B C

aJ 1⁄2–1 1/0 Str. #14 Sol. 21⁄2 21⁄4 5⁄8 1⁄4–20 7⁄16–20 slot
aJ-2 11⁄2–2 250 kcmil #6 37⁄8 33⁄4 7⁄8 5⁄16–18 11⁄16–20 socket
aJ-2124 21⁄2–4 250 kcmil #6 59⁄16 65⁄16

7⁄8 3⁄8–16 11⁄16–20 socket
UL Listed for both copper and aluminum conductors to steel pipe and copper water tubing

Type AJ

Type AJ2

B

B
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C
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For connecting grounding 
conductor to either steel  
or copper pipe, rod or tubing.
Aluminum Water Pipe Clamp
•	 For use with copper  

or aluminum conductor

•	 Tin plated for corrosion resistance


