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Compliances, specifications and availability are subject to change without notice.

Feature group Premium  
hospital  
grade

Single  
premium  
hospital  
grade

Isolated 
ground  
premium  
hospital  
grade

Single  
isolated 
ground  
premium  
hospital 
grade

Hospital  
grade

Premium  
industrial  
grade

Premium 
industrial  
grade  
decorator

Single  
premium  
industrial  
grade

Isolated 
ground  
premium  
industrial  
grade

Single  
isolated 
ground  
premium  
industrial 
grade

Industrial  
grade

Industrial  
grade  
decorator

Const. 
grade

Product line AH8200 
AH8300 
AH8400 
AH8600 
8262 
8362

8210  
8310 
8410◊ 
8610◊

IG8200 
IG8300 
IG8400◊ 
IG8262 
IG8362

IG8210 
IG8310

8200 
8300 
TR8200 
TR8300*

AH5262 
AH5362 
AH5462 
AH5662

6262 
6362 
6462 
6662

5261 
5361 
5461 
5661

AHIG5262 
AHIG5362 
AHIG5462 
AHIG5662

IG5261 
IG5361 
IG5461 
IG5661

AH5252 
AH5352

6342 5262 
5362 
5462C 
5662C 
TR5262* 
TR5362* 
TR6252* 
TR6362*

Contact design
5-leaf line contact • • • • • •
Triple-wipe line contact • • • • • • •
Strap materials
Brass mounting strap • •
Steel mounting strap • • • • • • • • • • •
Grounding system
1-piece integral  
mounting strap • •
Brass ground shunt • • • • • •
Riveted ground contact • • • • •
Body materials
Impact & chemical 
resistant nylon face • • • • • • • • • • • • •
Glass-filled nylon base • • • • • • •
Nylon base • • • • • • • • • •
PVC base • • •
Specialty features
Screw terminal guards • • • • • •
Back wire ground 
terminal • • • • • •
Tri-combo screws • • • • • • • • • • • •
Screw-catch feature • • • • • • • •
*Tamper resistant • •
Certifications
cULus instead of UL  
and CSA • • • • •
RoHS compliant • • • • • • • • • • • • •

*Tamper resistant receptacles are cULus, Fed Spec and NOM. ◊Not NOM certified.  
Compliances, specifications and availability are subject to change without notice.

High performance receptacles for the most demanding of environments

Arrow Hart straight blade specifiers’ table
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Extra long/wide mounting 
strap maintains assembly 
security and helps reach 
oversize cutouts

Nylon face resists high 
impact and chemical 
abuse

Patented screw catch 
captures wallplate screw 
eliminating hand threading 
of screw, lost screws and 
cross-threading

Automatic grounding 
system eliminates need 
for bonding jumper in 
grounded metal enclosures

0.031" thick triple wipe 
brass line contacts 
minimize heat rise and 
maximize plug retention

Additional features & benefits
•	 Available in 15A & 20A duplex configurations, including tamper  

resistant and ArrowLink modular styles
•	 Convenient built-in #10 and #12 AWG wire strippers

•	 Tri-combo head terminal and mounting screws

Construction grade 5262 & 5362 series features & benefits

Compliances, specifications and availability are subject to change without notice.

Industrial grade straight blade receptacles

Industrial grade straight blade receptacles

Combines safe, rugged, reliable performance with ease-of-installation
Arrow Hart construction grade receptacles are designed to provide a 
dependable, long lasting user experience while increasing the speed  
and efficiency of installation

Construction grade receptacles
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Construction grade straight blade receptacles

Construction grade straight blade receptacles

Tamper resistant commercial grade receptacles
    Rating

NEMA Description Color suffix Catalog no.A V/AC

15 125 5-15R Duplex receptacle, back & side wire A, B, BK, GY, LA, V, W  TRBR15__ • •

Single receptacle, side wire A, B, BK, LA, V, W  TR817__* • •

Decorator duplex receptacle, back & side wire LA, V, W  TR6252__ • •

Decorator single receptacle, back & side wire B, BK, V, W  TR6250__ • •

Duplex receptacle, side wire A, B, BK, GY, LA, V, W  TRCR15__*  

20 125 5-20R Duplex receptacle, back & side wire A, B, BK, GY, LA, RD, 
V, W

 TRBR20__ • •

Single receptacle, side wire A, B, BK, LA, V, W  TR1877__* • •

Decorator duplex receptacle, back & side wire A, B, BK, GY, LA, V, W  TR6352__ • •

Decorator single receptacle, side wire LA, V, W  TR6350__* • •

Duplex receptacle, side wire A, B, BK, GY, LA, V, W  TRCR20__*  

* Not Fed Spec

Weather resistant commercial grade receptacles
    Rating

NEMA Description Color suffix Catalog no.A V/AC

15 125 5-15R Duplex receptacle, back & side wire B, V, W  WRBR15__ • •

20 125 5-20R Duplex receptacle, back & side wire B, V, W  WRBR20__ • •

Tamper & weather resistant commercial grade receptacles
    Rating

NEMA Description Color suffix Catalog no.A V/AC

15 125 5-15R Duplex receptacle, back & side wire B, GY, V, W  TWRBR15__ • •

20 125 5-20R Duplex receptacle, back & side wire B, V, W  TWRBR20__ • •

1.24
(31.5mm)

0.79"
(20.1mm)

4.00"
(101.6mm)

3.28"
(83.3mm)

TRBR15

1.31"
(33.3mm)

3.28"
(83.3mm)

2.38"
(60.3mm)

0.83" 
(21.1mm)

2.07"
(52.6mm)

TR1877

1.30"
(33.0mm)

4.19"
(106.4mm)

3.28"
(83.3mm)

1.09" 
(27.7mm)

WRBR15

Specification information: Tamper resistant commercial receptacles: A-32, Weather resistant commercial receptacles: A-32,  
Tamper & weather resistant commercial receptacles: A-32 
Compliances, specifications and availability are subject to change without notice.

ArrowLink option available. Add “M" suffix to standard catalog  
number (example AH8300W, AH8300WM). For ordering information on 
ArrowLink & ArrowLink SPD connectors, see Page A-5

Build-to-spec customizable devices - Page A-6

RoHS compliant - Page Q-32

Tamper resistant Weather resistant Tamper & weather resistant

Commercial grade receptacles

Commercial grade straight blade receptacles
Product description
2-pole, 3-wire grounding 
15A, 125V/AC 
20A, 125V/AC  
NEMA 5-15R, 5-20R

Color ordering information:
For ordering devices, include Catalog no. followed by the Color suffix: A (Almond), B (Brown), BK (Black), GY (Gray), LA (Light Almond),  
RD (Red), V (Ivory), W (White)

A B BK GY LA RD V W

(Almond) (Brown) (Black) (Gray) (Lt. Almond) (Red) (Ivory) (White)




