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E2.24 Order number of pieces required, in multiples of Standard Package Quantity.

Laser/Ink Jet Self-Laminating Labels
●● Labels can be printed in both laser and ink jet printers
●● �Self-laminating adhesive labels include a colored print-on 
area and clear overlaminate

●● �Provide durability; high-temperature resistance, and 
dimensional stability; do not stretch or easily tear; 
preferred method for wire/cable labeling

●● �Meets ASTM E-595 for air space handling (white only)
●● �Temperature range: -65°F to 225°F (-54°C to 107°C)
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S050X075YAJ

White

0.50 12.7

0.75 19.1 0.25 6.4 0.08 2.0 0.16 4.0 Cat. 6 28 AWG /  
18 – 14 AWG

13

169

5000
S050X125YAJ 1.25 31.8 0.38 9.7 0.12 3.1 0.28 7.0 Cat. 3 UTP/12 – 10 

AWG 104

S050X150YAJ
1.50 38.1 0.50 12.7 0.16 4.0 0.32 8.1

Cat. 5e UTP/Cat. 6 
UTP/Cat. 6A UTP/ Cat. 

5e FTP/10 – 6 AWG
78

S075X075YAJ

0.75 19.1

0.75 19.1 0.25 6.4 0.08 2.0 0.16 4.0 Cat. 6 28 AWG /  
18 – 14 AWG

9

117

2500

S075X125YAJ 1.25 31.8 0.38 9.7 0.12 3.1 0.28 7.0 Cat. 3 UTP/ 
12 – 10 AWG 72

S075X150YAJ
1.50 38.1 0.50 12.7 0.16 4.0 0.32 8.1

Cat. 5e UTP/Cat. 6 
UTP/Cat. 6A UTP/Cat. 
5e FTP/10 – 6 AWG

54

S100X075YAJ

1.00 25.4

0.75 19.1 0.25 6.4 0.08 2.0 0.16 4.0 18 – 14 AWG

7

91
S100X125YAJ 1.25 31.8 0.38 9.7 0.12 3.1 0.28 7.0 Cat. 3 UTP/ 

12 –10 AWG 56

S100X150YAJ

1.50 38.1 0.50 12.7 0.16 4.0 0.32 8.1
Cat. 5e UTP/Cat. 6 

UTP/Cat. 6A UTP /Cat. 
5e FTP/10 – 6 AWG

42

S100X150YBJ TIA Blue
S100X150YCJ TIA Brown
S100X150YDJ TIA Green
S100X150YEJ TIA Gray
S100X150YFJ TIA Orange
S100X150YGJ TIA Purple
S100X150YHJ TIA Red
S100X150YIJ TIA Yellow
S100X225YAJ White

2.25 57.2 0.75 19.1 0.24 6.1 0.48 12.4
Cat. 6 FTP/Cat. 6A 

UTP/Cat. 6A FTP/8 - 4 
AWG

8 32

1000

S100X225YBJ TIA Blue
S100X225YCJ TIA Brown
S100X225YDJ TIA Green
S100X225YEJ TIA Gray
S100X225YFJ TIA Orange
S100X225YGJ TIA Purple
S100X225YHJ TIA Red
S100X225YIJ

TIA Yellow

S100X400YAJ
White

4.00 101.6 1.00 25.4 0.32 8.1 0.95 24.3 2 -1 AWG 7 14
S100X650YAJ 6.50 165.1 1.50 38.1 0.48 12.1 1.59 40.4 1/0 - 350 MCM 7
S150X400YAJ 1.50 38.1 4.00 101.6 1.00 25.4 0.32 8.1 0.95 24.3 2 - 1 AWG 5 14S150X400YIJ TIA Yellow
S200X150YAJ

White 2.00 50.8

1.50 38.1 0.50 12.7 0.16 4.0 0.32 8.1
Cat. 5e UTP/Cat. 6 

UTP/Cat. 6A UTP /Cat. 
5e FTP/10 – 6 AWG

4

24

S200X225YAJ
2.25 57.2 0.75 19.1 0.24 6.1 0.48 12.1

Cat. 6 FTP/Cat. 6A 
UTP/Cat. 6A FTP/ 

8 - 4 AWG
16

S200X400YAJ 4.00 101.6 1.00 25.4 0.32 8.1 0.95 24.3 2 - 1 AWG 8
S200X650YAJ 6.50 165.1 1.50 38.1 0.48 12.1 1.59 40.4 1/0 - 350 MCM 4 500
Order number of labels required in multiples of Standard Package Quantity.
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