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All devices listed on this page conform to NEMA WD-1 and WD-6.

SWITCHES
Combination Switches  15 & 20A, 120/277VAC; 15 & 20A, 120/125VAC; 15A, 120VAC

NEMA
5-20R

NEMA
5-15R

Combination Switch 
& Tamper-Resistant 

Receptacle

3.81"

4.06"

1.15"

3.28"

3.69"

1.32"

Combination
Switches

3.28"

.94"

2.64"

1.32"

Combination
Switch & Pilot Light

3.81"

4.06"

1.15"

3.28"

3.69"

1.32"

Features
•  Easily accessible break-off for separate 

or common feed.
•  Long-life red neon lamp in pilot light 

rated 1/25 Watt, 125V.

•  Side wire #12 and #14 AWG.
•  Two devices fit into the space of one.
•  Grounding combination devices meet NEC 

Requirements.

•  Tamper-resistant version features dual 
mechanical shutter system to help 
prevent insertion of foreign objects.

CATALOG NUMBER

RATING

COLOR
NEMA 
CONFIG. NO.

3rd PARTY COMPLIANCE

UL20 UL498A. VAC
SINGLE POLE SWITCH & TAMPER-RESISTANT SINGLE RECEPTACLE SIDE WIRE, GROUNDING
691TRI 15 120/125 Ivory 5-15R • •
691TRW 15 120/125 White 5-15R • •
691TR 15 120/125 Brown 5-15R • •
691TRLA 15 120/125 Light Almond 5-15R • •

671TRI 20 120/125 Ivory 5-20R • •
671TRW 20 120/125 White 5-20R • •
671TR 20 120/125 Brown 5-20R • •
671TRLA 20 120/125 Light Almond 5-20R • •
TWO SINGLE POLE SWITCHES SIDE WIRE, GROUNDING
690IG 15 120/277 Ivory •
690WG 15 120/277 White •
690G 15 120/277 Brown •
690LAG 15 120/277 Light Almond •

670IG 20 120/277 Ivory •
670WG 20 120/277 White •
670G 20 120/277 Brown •
670LAG 20 120/277 Light Almond •
SINGLE POLE & THREE-WAY SWITCH SIDE WIRE, GROUNDING
696IG 15 120/277 Ivory •
696WG 15 120/277 White •
696G 15 120/277 Brown •
696LAG 15 120/277 Light Almond •
TWO THREE-WAY SWITCHES SIDE WIRE, GROUNDING
693IG 15 120/277 Ivory •
693WG 15 120/277 White •
 693G 15 120/277 Brown •
693LAG 15 120/277 Light Almond •
SINGLE POLE SWITCH & SINGLE RECEPTACLE SIDE WIRE, GROUNDING
691I 15 120/125 Ivory 5-15R • •
691W 15 120/125 White 5-15R • •
 691 15 120/125 Brown 5-15R • •
691LA 15 120/125 Light Almond 5-15R • •

671I 20 120/125 Ivory 5-20R • •
671W 20 120/125 White 5-20R • •
 671 20 120/125 Brown 5-20R • •
671LA 20 120/125 Light Almond 5-20R • •
SINGLE POLE SWITCH & PILOT LIGHT SIDE WIRE, GROUNDING
692IG 15 120 Ivory •
692WG 15 120 White •
 692G 15 120 Brown •
692LAG 15 120 Light Almond •
THREE-WAY SWITCH & PILOT LIGHT SIDE WIRE, GROUNDING
695IG 15 120 Ivory •
695WG 15 120 White •
 695G 15 120 Brown •
695LAG 15 120 Light Almond •
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All devices listed on this page conform to NEMA WD-1 and WD-6.

DEVICES & WALL PLATES
Color Selection Chart

Devices & Plastic Wall Plate Colors

To order custom metal wall plates, see Pages P-41 – P-45.
For additional colors consult factory.

Custom Metal Wall Plates Paint Finish Colors
Paint Color

Metal Wall Plates
Metal Finish

Ivory Light Almond White Green

Black Blue Brown Gray Orange Red

See specific device and wall plate catalog charts for particular color availabilities.

Aluminum Brass (Brushed) Polished Brass Stainless Steel Brushed Bronze  Chrome

Orange Green Gray Yellow Glossy Black Brown White

Primer Red Pink Flat Black Ivory Light Almond Blue

Antique Brass Dark Bronze Nickel




