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All devices listed on this page conform to NEMA WD-1 and WD-6.

STRAIGHT BLADE RECEPTACLES
TradeMaster® Tamper-Resistant Receptacles 15A, 125V

Features
•  Meets National Electrical Code® 

Tamper-Resistant requirements.
•  Protects children: patented shutter 

system helps prevent improper insertion 
of foreign objects.

•  High-impact resistant thermoplastic 
construction.

• Extra-long strap.
• Quickloop wire looping aid.

• Long-term blade retention.
•  Longer tri-drive screws for easier 

12 AWG looping.
• Extra-large circuit break-off tabs.
• Side-access push wire release.
• Ultrasonic welding of face to back body.
•  Side wire accepts #12 – #14 AWG 

solid wire.

• Push wire accepts #14 AWG solid only.
•  Superior protection than traditional 

outlet “caps” or “protection plates.”
• Low profile face.
• Traditional contoured face (3232 models).
•  Self-grounding models provide automatic 

ground clip.

NEMA
5-15R

2 Pole, 3 Wire

885TRSLA

3.812" 2.60"

4.20"

1.290"

1.0"

880TRW

2.635"

3.28"

1.322"

1.104"

1.018"

NAFTA-Compliant Receptacles are ideal for use on projects subject to the provisions of the Buy American Act.

CATALOG NUMBER

RATING

COLOR
NEMA 
CONFIG. NO.

3rd PARTY COMPLIANCE

UL498 C22.2 No. 42A. V.

TAMPER-RESISTANT 8 HOLE PUSH WIRE WITHOUT TERMINAL SCREWS
880TRI 15 125 Ivory 5-15R • •
880TRW 15 125 White 5-15R • •
880TRWMH* 15 125 White 5-15R • • 
880TR 15 125 Brown 5-15R • •

*Without ears.

CATALOG NUMBER

RATING

COLOR
NEMA 
CONFIG. NO.

3rd PARTY COMPLIANCE

UL498 C22.2 No. 42 cULusA. V.
DECORATOR TAMPER-RESISTANT RECEPTACLES
885TRI 15 125 Ivory 5-15R • • •
885TRW 15 125 White 5-15R • • •
885TR 15 125 Brown 5-15R • • •
885TRGRY 15 125 Gray 5-15R • • •
885TRBK 15 125 Black 5-15R • • •
885TRLA 15 125 Light Almond 5-15R • • •
885TRTI 15 125 Titanium 5-15R • • •
885TRNICC12 15 125 Nickel 5-15R • • •
885TRABCC12 15 125 Antique Brass 5-15R • • •
885TRDBCC12 15 125 Dark Bronze 5-15R • • •
SELF-GROUNDING DECORATOR TAMPER-RESISTANT RECEPTACLES
885TRSI 15 125 Ivory 5-15R • • •
885TRSW 15 125 White 5-15R • • •
885TRSLA 15 125 Light Almond 5-15R • • •
NAFTA-COMPLIANT TRADEMASTER® TAMPER-RESISTANT 15 AMP DECORATOR RECEPTACLE
885TRNAI 15 125 Ivory 5-15R • • •
885TRNAW 15 125 White 5-15R • • •
885TR 15 125 Brown 5-15R • • •
885TRNAGRY 15 125 Gray 5-15R • • •
885TRBK 15 125 Black 5-15R • • •
885TRNALA 15 125 Light Almond 5-15R • • •

885TRNAW 

3.812" 2.60"

4.20"

1.290"

1.0"
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PASS & SEYMOUR

DEVICES & WALL PLATES
Color Selection Chart

Devices & Plastic Wall Plate Colors

To order custom metal wall plates, see Pages P-40 – P-44.
For additional colors consult factory.

Custom Metal Wall Plates Paint Finish Colors
Paint Color

Metal Wall Plates
Metal Finish

Black Blue Brown Gray Orange Red

See specific device and wall plate catalog charts for particular color availabilities.

Aluminum Brass (Brushed) Polished Brass Stainless Steel Brushed Bronze  Chrome

Orange Green Gray Yellow Glossy Black Brown White

Primer Red Pink Flat Black Ivory Light Almond Blue

Ivory Light Almond White Green Antique Brass Dark Bronze Nickel




