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All devices listed on this page conform to NEMA WD-1 and WD-6.

1594PC2A 1594CS1M
1594CS1A

RoHS-Compliant Portable GFCIs meet the requirements of Restriction of Hazardous Substances directives and regulations.

GFCIS
Portables

Features and Specifications
•  Durable polycarbonate case withstands 

hard use.
•  Indicator light is on when power is 

available.
•  Open neutral protection.
•  Optional Turnlok® plugs and connectors 

prevent accidental disconnection.

•  Optional tri-cord connector handles up to 
three loads.

•  Supply Voltage: 125VAC, 60 Hz
•  Supply Voltage: 120-132VAC
•  Operating Temperature: -35°C (-30°F) to 

+66°C (150°F)

•  Trip Time: .025 sec., nominal per 
UL Standard

•  Trip Threshold: 5 ±1mA
•  RoHS-Compliant.

CATALOG NUMBER DESCRIPTION RESET COLOR

RATING NEMA
CONFIG 
NO. PLUG CONN.

3rd PARTY COMPLIANCE

UL943
C22.2 No. 144

UL498
C22.2 No. 42A. V.

15 AMP IN-LINE – PORTABLE GFCI

 1594PC6M 6' cord, straight blade Manual Yellow 15 125 5-15P/R • •

1594PC2M 2' cord, straight blade Manual Yellow 15 125 5-15P/R • •

1594PC2A 2' cord, straight blade Auto. Black 15 125 5-15P/R • •

1594TC2M 2' cord with tri-cord 
connector Manual Yellow 15 125 5-15P/R • •

1594TC2A 2' cord with tri-cord 
connector Auto. Black 15 125 5-15P/R • •

1594TL2M 2' cord, Turnlok® Manual Yellow 15 125 L5-15P/R

1594TL2A 2' cord, Turnlok® Auto. Black 15A 125 L5-15P/R

20 AMP IN-LINE PORTABLE GFCI

2094PC2A 2' cord, straight blade Auto. Black 20 125 5-20P/R • •

2094PC2M 2' cord, straight blade Manual Yellow 20 125 5-20P/R • •

2094TL2A 2' cord, Turnlok® Auto. Black 20 125 L5-20P/R • •

2094TL2M 2' cord, Turnlok® Manual Yellow 20 125 L5-20P/R • •

CATALOG NUMBER DESCRIPTION RESET COLOR

RATING NEMA
CONFIG. 
NO.

RIGHT ANGLE 
PLUG

3rd PARTY COMPLIANCE

UL943
C22.2 No. 144

UL498
C22.2 No. 42A. V.

RIGHT ANGLE PLUG – PORTABLE GFCI

 1594CS1M 1' cord with connector Manual Yellow 15 125 5-15P/R
   

• •

 1594CS1A 1' cord with connector Automatic Black 15 125 5-15P/R
   

• •

1594PC2A

11.75"

9.6"
9.6"

11.75"

Total 
Length 

with Cord
27.75"

9.8"

Total 
Length 

with Cord
27.75"

Total 
Length 

with Cord
13.60"



PASS & SEYMOUR

WWW.LEGRAND.US/PASSANDSEYMOUR 

P-58

W
AL

L 
PL

AT
ES

DEVICES & WALL PLATES
Color Selection Chart

Devices & Plastic Wall Plate Colors

To order custom metal wall plates, see Pages P-40 – P-42.
For additional colors consult factory.

Custom Metal Wall Plates Paint Finish Colors
Paint Color

Metal Wall Plates
Metal Finish

Ivory Light Almond White Green

Black Blue Brown Gray Orange Red

See specific device and wall plate catalog charts for particular color availabilities.

Aluminum Brass (Brushed) Polished Brass Stainless Steel Brushed Bronze  Chrome

Orange Green Gray Yellow Glossy Black Brown White

Primer Red Pink Flat Black Ivory Light Almond Blue

Antique Brass Dark Bronze Nickel




