
E1.4 Order number of pieces required, in multiples of Standard Package Quantity.

P1™ Self-Laminating Label Cassettes for PanTher™ LS8E/LS8EQ Hand-Held  
Thermal Transfer Printer

 ●   P1™ Label Cassette contains an 
integrated memory device for automatic 
formatting, recall of last legend used, 
and number of labels remaining in  
the cassette

 ●   Fast loading label cassette includes 
both label material and ribbon to make 
changing labels easy

 ●   Self-laminating adhesive labels for wire/
cable identification include a colored 
print-on area and clear overlaminate

 ●   Labels are available in a large range of 
wire/cable sizes

 ●   Temperature range: -50°F to 225°F 
(-45.6°C to 107°C)

Part Number

Print-On 
Area 
Color

Width Length
Print-On 

Area Height
Min. Cable 

O.D.
Max. Cable 

O.D.
Wire Range

Std. 
Pkg. 
Qty.

Std. 
Ctn. 
Qty.In. mm In. mm In. mm In. mm In. mm

S050X075VAC

White

0.50 12.7

0.75 19.1 0.25 6.4 0.08 2.0 0.16 4.1 Cat. 6 28 AWG/ 
18 – 14 AWG

1 10

S050X125VAC 1.25 31.8 0.38 9.7 0.12 3.1 0.28 7.0 Cat. 3 UTP/ 
12 – 10 AWG

S050X150VAC 1.50 38.1 0.50 12.7 0.16 4.1 0.32 8.1
Cat. 5e UTP/Cat. 6 
UTP/Cat. 6A UTP/ 

Cat. 5e FTP/ 
10 – 6 AWG

S075X075VAC

0.75 19.1

0.75 19.1 0.25 6.4 0.08 2.0 0.16 4.1 Cat. 6 28 AWG/ 
18 – 14 AWG

S075X100VAC 1.00 25.4
0.38 9.7 0.12 3.1 0.28 7.1 Cat. 3 UTP/ 

12 – 10 AWGS075X125VAC 1.25 31.8

S075X150VAC 1.50 38.1. 0.50 12.7 0.16 4.1 0.32 8.1
Cat. 5e UTP/Cat. 6 
UTP/Cat. 6A UTP/ 

Cat. 5e FTP/ 
10 – 6 AWG

S100X075VAC

1.00 25.4

0.75 19.1 0.25 6.4 0.08 2.0 0.16 4.1 Cat. 6 28 AWG/ 
18 – 14 AWG

S100X125VAC 1.25 31.8 0.38 9.7 0.12 3.1 0.28 7.1 Cat. 3 UTP/ 
12 – 10 AWG

S100X150VAC

1.50 38.1 0.50 12.7 0.16 4.1 0.32 8.1

Cat. 5e UTP/ 
Cat. 6 UTP/ 

Cat. 6A UTP/ 
Cat. 5e FTP/ 
10 – 6 AWG

S100X150VBC TIA Blue 
S100X150VDC TIA Green
S100X150VHC TIA Red
S100X150VIC TIA Yellow
S100X225VAC White

2.25 57.2 0.75 19.1 0.24 6.1 0.48 12.2
Cat. 6 FTP/Cat. 6A 

UTP/Cat. 6A 
FTP/8 – 4 AWG

S100X225VAC TIA Blue
S100X225VDC TIA Green
S100X225VHC TIA Red
S100X225VIC TIA Yellow
S100X400VAC

White
4.00 101.6 1.00 25.4 0.32 8.1 0.95 24.3 2 – 1 AWG

S100X650VAC 6.50 165.1 1.50 38.1 0.48 12.2 1.59 40.4 1/0 – 250 AWG
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