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SWITCHES

Industrial Extra Heavy-Duty Specification Grade Switches

PASS & SEYMOUR

A. One-piece nickel-plated steel strap with integral
ground.

. Auto-ground clip assures positive ground.

(g

. Shallow design for easier installation.

o

. Glass-reinforced nylon back body for superior
durability and strength.

E. Locking support provides resistance to face and back
body separation.

F. Side and external screw-pressure-plate back wire
with #14 - #10 AWG copper or copper-clad wire.

G. Grounding terminal is standard with screw-pressure-
plate back wire.

PS20AC1LA

Cam control and spring actuator for positive “makes
and breaks.”

Heavy-duty, brass alloy, one-piece contact arm virtually
eliminates contact bounce

Oversized silver alloy contacts for long life and better
heat dissipation.

Heavy-duty bumpers for quiet, smooth operation.
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SWITCHES

Industrial Extra Heavy-Duty Specification Grade Switches 15, 20 & 30A, 120, 277 & 120/277VAC

1.320

12 1498 1498-NT
Fits current Fits Switches Fits Switches
Switches manufactured manufactured
before 1976 1976-1982
-1 1.073" [}";’; y %i i i ,
15 & 20 Amp* 15 & 20 Amp Lighted & Locking* Lock Switch Replacement Keys
Pilot Lighted* *30AC series is 1.437" wide (One key furnished with each switch)
Features
¢ Heavy-gauge one-piece copper alloy ¢ High strength thermoplastic e Grounding terminal is standard.
contact arm virtually eliminates contact polycarbonate toggle. * Shallow design for ease of installation.
bounce. . : - * Back body made of glass-reinforced nylon. o Nickel-plated steel strap with integral
¢ Cam controls fast “'make” and positive « Locking support provides resistance to ground.
break” to minimize arcing. ) face and back body separation. e Auto-ground clip assures postive ground.
o Heavy-_duty bumper pads for quiet e QOversized silver alloy contacts for long
operation. life and better heat dissipation.
RATING 3rd PARTY COMPLIANCE

@ FSUL ﬁ'
A. VAC COLOR UL498 WsS896 C22.2111

120/277  Ivory . . .
15 120/277  White . . .
15 120/277  Brown . . .
15 120/277  Gray . . .
15 120/277  Light Almond . D .

20 120/277 Ivory . . .
20 120/277  White . . .
20 120/277  Brown . . .
20 120/277 Gray . . .
20 120/277 Black

20 120/277  Green

20 120/277 Red

20 120/277  Light Almond

30 120/277  Ivory
120/277  White . . .
120/277  Brown . . .
120/277  Clear . . .
15 120/277  Ivory . . .
15 120/277 ~ White . . .

o o o o
e o o o
o o o o

20 120/277  Clear . . .
20 120/277  Ivory . . .
120/277  White . . .
120/277  Light Almond . . .

15 120 Clear . . .
15 120 Red . . .
20 120 Clear . . .
20 277 Clear . . .
20 120 Red . . .
20 277 Red . . .
20 120/277  Clear . . .
20 120/277  Red . . .
30 120 Red . . .
120/277  Red . . . wn
L
120/277  Gray . . . 6
20 120/277  Ivory . . . =
20 120/277  White . . . =
20 120/277  Gray . . . n
20 120/277  Red . . .
20 120/277  Light Almond . . .
| PS20ACIKL | PS20AC2KL | PS20AC3KL | PS20AC4KL 20 120277 . . . A5
All devices listed on this page conform to NEMA WD-1 and WD-6.
For Bulk Packaging Solutions consult factory. WWW.LEGRAND.US/PASSANDSEYMOUR
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DEVICES & WALL PLATES

Color Selection Chart

Devices & Plastic Wall Plate Colors

.

Ivory Light Almond White Green Antique Brass Dark Bronze Nickel

Black Blue Brown Gray Orange Red

See specific device and wall plate catalog charts for particular color availabilities.

Metal Wall Plates

Metal Finish
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o
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Aluminum Brass (Brushed)  Polished Brass Stainless Steel Brushed Bronze ~ Chrome

Custom Metal Wall Plates Paint Finish Colors

Paint Color

Orange Green Gray Yellow Glossy Black Brown White
wn
L
I
O
'_

Primer Red Pink Flat Black Ivory Light Almond Blue g
wn

To order custom metal wall plates, see Pages P-41 - P-45.

For additional colors consult factory.

A-29
All devices listed on this page conform to NEMA WD-1 and WD-6.
WWW.LEGRAND.US/PASSANDSEYMOUR






