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Patch Cords  
& Pre-Terminated Trunks
Leviton copper patch cords and pre-terminated trunks are designed to ensure 

the highest levels of performance, reliability, and longevity whether supporting 

mission-critical, large-enterprise, or small-business applications. And Leviton 

makes it easy to configure custom solutions. With factory testing and no need 

for field terminations, you can reduce installation time by up to 75 percent. 

FEATURED  
PRODUCTS

Secure RJ  
System A30

e2XHD Trunks  A32
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PATCH CORDS | Cat 5e & 1G > UTP & Shielded

A C

[A] EXTREME HIGH-FLEX HD6 PATCH CORD, 1G APPLICATION GRADE

DESCRIPTION WHITE YELLOW RED BLUE GREEN GREY BLACK

0.5-Foot Patch Cord 6H460-6IW 6H460-6IY — 6H460-6IL — 6H460-6IS —

1-Foot Patch Cord 6H460-01W 6H460-01Y 6H460-01R 6H460-01L 6H460-01G 6H460-01S 6H460-01E

2-Foot Patch Cord 6H460-02W 6H460-02Y — 6H460-02L — 6H460-02S —

3-Foot Patch Cord 6H460-03W 6H460-03Y 6H460-03R 6H460-03L 6H460-03G 6H460-03S 6H460-03E

4-Foot Patch Cord 6H460-04W 6H460-04Y — 6H460-04L — 6H460-04S —

5-Foot Patch Cord 6H460-05W 6H460-05Y 6H460-05R 6H460-05L 6H460-05G 6H460-05S 6H460-05E

7-Foot Patch Cord 6H460-07W 6H460-07Y 6H460-07R 6H460-07L 6H460-07G 6H460-07S 6H460-07E

10-Foot Patch Cord 6H460-10W 6H460-10Y 6H460-10R 6H460-10L 6H460-10G 6H460-10S 6H460-10E

15-Foot Patch Cord 6H460-15W 6H460-15Y 6H460-15R 6H460-15L 6H460-15G 6H460-15S 6H460-15E

20-Foot Patch Cord 6H460-20W 6H460-20Y 6H460-20R 6H460-20L 6H460-20G 6H460-20S 6H460-20E

CAT 5E UTP & SHIELDED COMPONENT-RATED SLIMLINE-BOOT PATCH CORDS

DESCRIPTION PART NO.

Atlas-X1 Cat 5e UTP Component-Rated SlimLine-Boot Patch Cord, CM (PVC) (Country of Origin: USA) 5D560-xx*

[B] eXtreme Cat 5e UTP Component-Rated Slimline-Boot Patch Cord, CM (PVC) 5D460-xx*

GigaMax® Cat 5e UTP Channel-Rated Standard Patch Cord, CM (PVC) 5G460-xx*

[C] Atlas-X1 Cat 5e Shielded Standard Patch Cord, CM (PVC), grey 5S460-xxS

xx = Length in feet 
* = Color: White (W), Yellow (Y), Blue (L), Green (G), Grey (S) 
All Leviton Cat 5e patch cords are RoHS Compliant.

White Yellow Red GreyBlue Green Black

CAT 5E SLIMLINE-BOOT UTP PATCH CORDS
• Independently tested and verified by Intertek (ETL) 

to meet ANSI/TIA-568-C.2 component requirements

• Narrow-profile boot reduces congestion in  
high-density applications

• Strain-relief boot ensures long-term network performance 

• Snagless boot design prevents tab breakage

• Ergonomic release tab allows for quick and easy 
connections and disconnects

• 24-gauge stranded conductor cable for maximum flexibility

CAT 5E STANDARD UTP & SHIELDED PATCH CORDS
• Standard cords are independently tested and verified 

by Intertek (ETL) to meet ANSI/TIA-568-C.2 channel 
requirements

• Matching color cords and boots

• Strain-relief boot ensures long-term network performance

• Atlas-X1™ shielded patch cord provides exceptional  
EMI/RFI protection

EXTREME® HIGH-FLEX HD6 PATCH CORDS, 1G APPLICATION GRADE
• Ultra high-density design

• Maximizes capacity of cable management and pathways

• 28-gauge stranded for the ultimate flexibility

• Used in 1 gigabit applications where Cat 6 patch cords are commonly utilized

• Snagless design prevents tab breakage

Additional custom lengths available, for assistance please visit Leviton.com/MTOCords or call Tech Support at (800) 824 3005
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