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Grounding Connectors
For Copper Conductor Only

TYPE

RLT
Features
• Prefilled with oxide inhibitor and bagged
• Clearly marked with wire size and die index 
• UL Listed and CSA Certified for direct burial in

earth or concrete
• Range taking

• Manufactured from high strength copper alloy

Benefits
• Prevents oxides from forming
• Provides easy identification and tooling recommendation
• Ensures reliability

• Reduces inventory. Eight sizes cover a wire range
of #2-500kcmil 

• Provides maximum conductivity and eliminates the possibility
of corrosion

667P

Catalog Ground Wire Die Dimensions
Number Rod Size Range Index H L

RLT-2 1/2 2 (.292 Dia.) - 2/0 (.419 Dia.) 998/1011 1.94 .88

RLT-3 5/8 2 (.292 Dia.) - 2/0 (.419 Dia.) 998/1011 1.97 .88

RLT-4 3/4 2 (.292 Dia.) - 2/0 (.419 Dia.) 998/1011 2.19 .88

RLT-5 1/2 4/0 (.528 Dia.) - 250kcmil (.575 Dia.) 998/1011 1.94 .88

RLT-6 5/8 4/0 (.528 Dia.) - 250kcmil (.575 Dia.) 998/1011 2.14 .88

RLT-7 3/4 4/0 (.528 Dia.) - 250kcmil (.575 Dia.) 998/1011 2.19 .88

RLT-8 5/8 300kcmil (.630 Dia.) - 500kcmil (.813 Dia.) 998/1011 2.14 .88

RLT-9 3/4 300kcmil (.630 Dia.) - 500kcmil (.813 Dia.) 998/1011 2.44 .88

All wire sizes, unless noted otherwise, are American Wire Gauge (AWG)
UL File E158587


