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Down-Lites | Trims for IC926 Series,  
TC926 & TC926R

Adjustables

Lensed

Downlights

Cone

Max. Lamp Rating
IC926: 75W PAR30, 90W 
PAR38, 65W BR30 
TC926: 75W PAR30, 
150W PAR 38, 85W BR30
Aperture
5 5/8” x 5 7/8” 

Catalog #	 Description
612B-WH	 Black Alzak®, White Trim
612C-WH	 Clear Alzak®, White Trim
612G-WH	 Gold Alzak®, White Trim
612HZ-SC	 Haze, Satin Chrome Trim
612HZ-WH	 Haze, White Trim
612W-WH	 White, White Trim
612WHZ-ABZ	� Wheat Haze, Classic Aged Bronze Trim
612WHZ-WH	 Wheat Haze, White Trim

TC926-612-PAR38

7 5/16" x 7 3/4"

Baffle

Max. Lamp Rating
IC926: 90W PAR38 
TC926: 150W PAR38
Aperture
5 1/2” x 5 3/4”

Catalog #	 Description
614W-WH	 White Baffle, White Trim
614B-WH	 Black Baffle, White Trim
614B-BL	 Black Baffle, Black Trim
614B-ABZ	� Black Baffle, Classic Aged Bronze Trim
614B-SC	 Black Baffle, Satin Chrome Trim

TC926-614-PAR38

7 5/16" x 7 3/4"

Cylinder Spotlight in Baffle

Max. Lamp Rating
60W PAR16
Adjustment
45º vertical, 358º rotation

Catalog #	 Description
616W-WH	� White Cylinder with White Baffle, 

White Trim
616B-WH	� Black Cylinder with Black Baffle, White 

Trim

TC926-616-PAR16

7 5/8"

Eyeball in Baffle

Max. Lamp Rating
85W BR30
Adjustment
35º vertical, 358º rotation

Catalog #	 Description
619W-WH	 White Baffle, White Trim
619B-WH	 Black Baffle, White Trim

TC926-619-BR30

7 5/8"

Low Voltage Cylinder 
Spotlight in Baffle

Max. Lamp Rating
IC926: 35W MR16 
TC926: 50W MR16
Adjustment
45º vertical, 358º rotation

Catalog #	 Description
617W-WH	� White Cylinder with White Baffle/ 

White Bezel and Magnetic Transformer, 
White Trim

TC926-617-MR16

7 5/8"

Lensed Shower Trim  
Flat Diffuser

Max. Lamp Rating
IC926: 50W PAR30 
TC926: 75W A19,  
75W PAR30

Catalog #	 Description
610W-WH	 White Baffle, White Trim
610B-WH	 Black Baffle, White Trim

TC926-610-PAR30

7 5/8"

UL listed for use  
in wet location.
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