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Iberville ® Commercial Grade Fittings

CI5504 / CI5508 CI5120 / CI5132

CI5164 / CI5168

CI5153 CI5154

CI5104 / CI5116 CI5510 / CI5532

Cat. No. Trade
Size (in.)(Steel) (Zinc Alloy)

EMT Set-Screw Couplings
CI5504 CI5104 1/2
CI5506 CI5106 3/4
CI5508 CI5108 1
CI5510 CI5110 1-1/4
CI5512 CI5112 1-1/2
CI5516 CI5116 2
CI5520 CI5120 2-1/2
CI5524 CI5124 3
- - 3-1/2

CI5532 CI5132 4
Concrete-tight

Cat. No.
Trade Size (in.)

EMT Rigid
EMT / Rigid Couplings (Zinc Alloy)
CI5164 1/2 1/2
CI5166 3/4 3/4
CI5168 1 1

Cat. No.
Trade Size (in.) Clamping Range (in.)

EMT Flex. Min. Max.
EMT / Flex Couplings (Zinc Alloy)
CI5153 1/2 3/8 0.17 0.63
CI5154 1/2 1/2 0.75 0.95

Concrete-tight

EMT

Set-Screw Couplings
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Iberville ® Commercial Grade Fittings

CI5164 / CI5168 

CI7904 / CI7912

Concrete-tight

Cat. No.
Trade Size (in.)

EMT Rigid
EMT / Rigid Couplings (Zinc Alloy)
CI5164 1/2 1/2
CI5166 3/4 3/4
CI5168 1 1

Cat. No. Trade Size (in.)
3-piece Couplings (Machined steel–Zinc Galvanized)
CI7904 1/2
CI7906 3/4
CI7908 1
CI7910 1-1/4
CI7912 1-1/2
EK-406 2

Rigid Conduit

Couplings


