Iberville

347 V Boxes

Boxes and Covers

Boxes and Kits

Cl1204-LA-HV ‘ CI1204-LSSAX-HV ‘ Cl1204-SSX-HV

@®

Dimensions
Cat. No. (vé,l:u::e) ::UG":;ZL H x W x D (in.)
2-1/2 in. Deep — Gangable
BC52171-HV-KIT 33,6 1 4x4x2-1/8
BC52171-KSSXHVKIT 33,6 1 4x4x2-1/8
Ci1204-1-HV 16.0 1 3x2-1/4x2-1/2
Ci1204-2-HV 32.0 2 3x4-1/2x2-1/2
Cl1204-LA-HV 16.0 1 3x2-1/4x2-1/2
Cl1204-LSSAX-HV 16.0 1 3x2-1/4x2-1/2
Cl1204-SSX-HV 16.0 1 3x2-1/4x2-1/2
Cl1204-SS1X-HV 16.0 1 3x2-1/4x2-1/2
Cl1204-LSSAX-HV-1 16.0 1 3x2-1/4x2-1/2

Ears

recessed
recessed
flush

Features
Clamps

BX

Brackets

“SSX”
“SSX”
“SSX”
“SSX”

Knockouts Pryouts

1/2 in. ends ends
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Note: All HV boxes have tapped holes spaced 3-17/32 in. to accommodate 347 V switches. Cl1204-2-HV includes CIHVP partition. On multigang boxes lateral spacing 2-1/4 in.

When ganged, CIHVP partition must be installed between spacers.
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Iberville Boxes and Covers

347 V Boxes

Cl1204-1-HV ‘ BC1104

Extension Rings

C11204-1-HV | BC1104

@®

Thomas&Beltts -






