
United States
Tel: 901.252.8000
 800.816.7809
Fax: 901.252.1354

Technical Services
Tel: 888.862.3289www.tnb.com

G-61

Shrink-Kon ® Heat-Shrinkable Tubing
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cat. no.

Min.
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i.d. 
(in.)

Max.
recovered

i.d. 
(in.)

noM.
recovered

Wall
(in.)

Std.
lenGtH

(in.)

fitS any liSted or 
certified al or cu SPlice 
WitH diM no larGer tHan

Std.
cable
ranGe

PkG. 
qty.

o.d. 
 (in.) 

lenGtH 
(in.)

HS16-12 .35 .12 .07 3 .27 1.00 #16 to #12 AWG 25
HS16-12l .35 .12 .07 6 .27 1.00 #16 to #12 AWG 25
HS16-12-4 .35 .12 .07 48 .27 1.00 #16 to #12 AWG 5
HS12-6 .51 .16 .09 3 .38 1.75 #12 to #6 AWG 25
HS12-6l .51 .16 .09 6 .38 1.75 #12 to #6 AWG 25
HS12-6-4 .51 .16 .09 48 .38 1.75 #12 to #6 AWG 5
HS6-1 .75 .24 .09 4 .63 2.50 #6 to #1 AWG 25
HS6-1l .75 .24 .09 8 .63 2.50 #6 to #1 AWG 25
HS6-1-4 .75 .24 .09 48 .63 2.50 #6 to #1 AWG 5
HS4-30 1.10 .35 .12 5 .75 3.25 #4 to 3/0 AWG 20
HS4-30l 1.10 .35 .12 9 .75 3.25 #4 to 3/0 AWG 10
HS4-30-4 1.10 .35 .12 48 .75 3.25 #4 to 3/0 AWG 5
HS40-400 1.50 .47 .16 8 — — 4/0 AWG to 400 kcmil 10
HS40-400l 1.50 .47 .16 12 — — 4/0 AWG to 400 kcmil 10
HS40-400-4 1.50 .47 .16 48 — — 4/0 AWG to 400 kcmil 5
HS500-1000 2.00 .63 .16 9 — — 500–1000 kcmil 5
HS500-1000l 2.00 .63 .16 15 — — 500–1000 kcmil 2
HS500-1000-4 2.00 .63 .16 48 — — 500–1000 kcmil 2
HS12-30* 3.54 1.18 .16 12 — — 800–1250 kcmil 2
HS30-30* 3.54 1.18 .16 30 — — 800–1250 kcmil 2
HS30-4* 3.54 1.18 .16 48 — — 800–1250 kcmil 1
HS12-40* 4.72 1.57 .17 12 — — 1500–2500 kcmil 1
HS30-40* 4.72 1.57 .17 30 — — 1500–2500 kcmil 1
HS40-4-tb* 4.72 1.57 .17 48 — — 1500–2500 kcmil 1
Order multiple is std. pkg. 
All lengths have factory-applied sealant. 
UL File No. E9809, UL 486D. 
* Not UL Listed.

HS Series Heavy-Wall Heat-Shrinkable Tubing — Red

HS Series Heavy-Wall Heat-Shrinkable Tubing — Black

cat. no.

Min.
exPanded

i.d. (in.)
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i.d. (in.)
lenGtH

(in.)

for 2-Way
connector
cable SizeS

Std.
PkG. qty.

HS12-6lr .51 .16 6 #8–#6 AWG 25
HS6-1lr .75 .24 8 #6–#2 AWG 25
HS4-30lr 1.10 .35 9 #1–3/0 AWG 10
Order multiple is std. pkg. 
All lengths have factory-applied sealant. 
UL File No. E9809, UL 486D

Heavy-Wall Tubing (25' rolls) — Black

cat. no.
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i.d. (in.)

Max.
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i.d. (in.)

noMinal
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(in.)
code cable

Size
Std. PkG.
(rollS)

HS16-12-25 .35 .12 .07 #14–#10 AWG 1
HS12-6-25 .51 .16 .09 #8–#6 AWG 1
HS6-1-25 .75 .24 .09 #6–#2 AWG 1
HS4-30-25 1.10 .35 .12 #1–3/0 AWG 1
HS40-400-25 1.50 .47 .16 2/0 AWG–350 kcmil 1
HS500-1000-25 2.00 .63 .16 250–500 kcmil 1
Order by reel, not by feet. 25' reels not supplied with factory-applied sealant. 
Not UL Listed.




