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G-28

Disconnects and Male Tabs
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250 Series — Male Tabs
Vinyl self-insulated

187 Series — Male Tabs

1

Nylon fully insulated

Non-insulated/insulated grip

Vinyl insulated

Non-insulated
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CAT. NO.
PKG.
qTy.

wire
rANGe

mAx.
iNs.

TAb
size

reC.
TOOl

dimeNsiONs

A b

18rA-250T 100 22–18 .150 .250 x .032

ERG4001

.95  — 
rA2517 1,000 22–18 .150 .250 x .032 .95  — 
14rb-250T 100 16–14 .170 .250 x .032 .95  — 
rb2517 1,000 16–14 .170 .250 x .032 .95  — 
10rC-250T 50 12–10 .250 .250 x .032 1.08  — 
rC2517 500 12–10 .250 .250 x .032 1.08  — 
18rA-251T 50 22–18 .150 .250 x .032 1.13 .45
rA25177 500 22–18 .150 .250 x .032 1.13 .45
14rb-251T 50 16–14 .170 .250 x .032 1.13 .45
rb25177 500 16–14 .170 .250 x .032 1.13 .45
10rC-251T 25 12–10 .210 .250 x .032 1.17 .45
rC25177 500 12–10 .210 .250 x .032 1.17 .45
A18-250T 100 22–18  — .250 x .032

WT110M
.87  — 

b14-250T 100 20–14  — .250 x .032 .87  — 
A18-251T 100 22–18  — .250 x .032

ERG4002

.68  — 
A251 1,000 22–18  — .250 x .032 .68  — 
b14-251T 100 16–14  — .250 x .032 .68  — 
b251 1,000 16–14  — .250 x .032 .68  — 
C10-251T 50 12–10  — .250 x .032 .68  — 

CAT. NO.
PKG.
qTy.

TAb
size

wire
rANGe

mAx.
iNs.

reC.
TOOl

diA.

A b

18rAd-187 100 .187 x .032 22–18 .150

ERG4001

.87 —

18rAd-188 100 .187 x .020 22–18 .150 .87 —
14rbd-187 100 .187 x .032 16–14 .170 .87 —
14rbd-188 100 .187 x .020 16–14 .170 .87 —
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