
3SB3 Pushbuttons and Indicator Lights, 22 mm
Accessories and Spare Parts

Lamps, acoustic signal transformers and keys
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■ Selection and ordering data      
 

1) Essential accessories when using lampholders with BA 9s base and 
delivery without lamp.

2) Also for 230 V when used with a 3SB3400-1C voltage reducer.
3) Not suitable for 3SB3400-1G lampholder with separate lamp test function. 

Can be used with 3SB3400-1L.
4) Due to the inherent orange color of glow lamps and their lower luminance 

level compared to incandescent lamps, it is recommended that they 
should only be used with clear or red screw lenses and in areas where 
ambient light levels are not very high.

 Version Rated voltage Color DT Article No. Price
per PU

PU
(UNIT,

SET, M)

PS* PG

V

Lamps, BA 9s bases1)

3SB1902-0AY

Incandescent lamps 1.2 W 
Length up to 28 mm, 
max. bulb diameter 10 mm

24 AC/DC Clear A 3SB1902-0AY 1 10 units 41J

Incandescent lamps 2 W 
Length up to 28 mm, 
max. bulb diameter 10 mm

6 AC/DC Clear A 3SX1342 1 10 units 41J
12 AC/DC A 3SX1343 1 10 units 41J
24 AC/DC A 3SX1344 1 10 units 41J
30 AC/DC B 3SB1902-2AF 1 10 units 41J
48 AC/DC B 3SB1902-1AP 1 10 units 41J
60 AC/DC A 3SR9424 1 10 units 41J

Incandescent lamps 2.6 W 
Length 28 mm, 
bulb diameter 10 mm

110 ... 130 
AC/DC2)

Clear A 3SX1731 1 10 units 41J

Multi-incandescent lamps 1.2 W 
Endurance 25 000 h, 
high resistance to vibration

24 AC/DC B 3SB1902-2BU 1 10 units 41J

3SB3901-1PA

LED lamps, super-bright 
Length up to 28 mm, 
max. bulb diameter 10 mm, 
max. operational current 15 mA

24 AC/DC Red } 3SB3901-1CA 1 10 units 41J
Yellow B 3SB3901-1BA 1 10 units 41J
Green } 3SB3901-1DA 1 10 units 41J
Blue B 3SB3901-1PA 1 10 units 41J
White B 3SB3901-1QA 1 10 units 41J

48 AC/DC Red B 3SB3901-1CC 1 10 units 41J
Yellow B 3SB3901-1BC 1 10 units 41J
Green B 3SB3901-1DC 1 10 units 41J
Blue B 3SB3901-1PC 1 10 units 41J
White B 3SB3901-1QC 1 10 units 41J

130 AC, 
70 ... 90 DC, 
if X1 at "+"3)

Red B 3SB3901-1CD 1 10 units 41J
Yellow B 3SB3901-1BD 1 10 units 41J
Green B 3SB3901-1DD 1 10 units 41J
Blue B 3SB3901-1PD 1 10 units 41J
White B 3SB3901-1QD 1 10 units 41J

230 AC, 
110 ... 160 
DC, 
if X1 at "+"3)

Red B 3SB3901-1CF 1 10 units 41J
Yellow B 3SB3901-1BF 1 10 units 41J
Green B 3SB3901-1DF 1 10 units 41J
Blue B 3SB3901-1PF 1 10 units 41J
White B 3SB3901-1QF 1 10 units 41J

230 AC/DC Red B 3SB3901-1CG 1 10 units 41J
Yellow B 3SB3901-1BG 1 10 units 41J
Green B 3SB3901-1DG 1 10 units 41J
Blue B 3SB3901-1PG 1 10 units 41J
White B 3SB3901-1QG 1 10 units 41J

3SB1902-4MC

LED lamps 
Length up to 28 mm, 
max. bulb diameter 10 mm, 
max. operational current 15 mA

22 ... 32 DC Red D 3SB1902-4AJ 1 10 units 41J
Yellow D 3SB1902-4BJ 1 10 units 41J
Green D 3SB1902-4CJ 1 10 units 41J

LED lamps, flashing (1.4 Hz)
Length up to 28 mm, 
bulb diameter 10 mm, 
operational current 24 ... 29 mA

24 DC Red B 3SB1902-4LC 1 10 units 41J
Yellow C 3SB1902-4MC 1 10 units 41J
Green C 3SB1902-4NC 1 10 units 41J

3SX1703

Glow lamps4) 
Length 28 mm, bulb diameter 10 mm, 
operational current approx. 1.8 mA

110 AC Clear A 3SX1703 1 10 units 41J
220 AC Clear A 3SX1701 1 10 units 41J
220 AC Green C 3SX1702 1 10 units 41J

3SB1902-2AD

Lamp extractors 
For lamps with BA 9s base

C 3SB1902-2AD 1 1 unit 41J
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