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2.6Adjustable Frequency Drives

PowerXL DG1 Series Drives

Standards and Certifications
Product
● IEC/EN 61800-5-1
● IEC/EN 61800-5-2
● UL 508C
● IEC 61508
● EN 62061
● EN ISO 13849-1

EMC
● Immunity: IEC/EN 61800-3
● Category C2 

Certification
● UL
● cUL
● CE
● C-Tick
● RoHS
● EAC
● Plenum rated

Catalog Number Selection
Catalog Number Selection is for illustrative purposes only and not to be used to create new catalog numbers.

PowerXL Series—DG1 General Purpose Drive

PowerXL Series—DG1 General Purpose Drive Option Boards

Internal Brake Chopper
N = No brake chopper
B = Brake chopper

Series Power Part Options

D G1 – 3 4 4D3 F B – C 21 C

Input/Output Voltage Rating
2 = 230 V (208–240 V, –15%, +10%)
4 = 400 V (380–500 V, –15%, +10%)
5 = 575 V (525–600 V, –15%, +10%)

Basic Naming
D = Drive

Output Current Rating (CT)
208–240 V 380–500 V 525–600 V

3D7 = 3.7 A, 0.55 kW, 0.75 hp
4D8 = 4.8 A, 0.75 kW, 1 hp
6D6 = 6.6 A, 1.1 kW, 1.5 hp
7D8 = 7.8 A, 1.5 kW, 2 hp
011 = 11 A, 2.2 kW, 3 hp
012 = 12.5 A, 3 kW, 5 hp (VT)
017 = 17.5 A, 3.7 kW, 5 hp
025 = 25 A, 5.5 kW, 7.5 hp
031 = 31 A, 7.5 kW, 10 hp
048 = 48 A, 11 kW, 15 hp
061 = 61 A, 15 kW, 20 hp
075 = 75 A, 18.5 kW, 25 hp
088 = 88 A, 22 kW, 30 hp
114 = 114 A, 30 kW, 40 hp
143 = 143 A, 37 kW, 50 hp
170 = 170 A, 45 kW, 60 hp
211 = 211 A, 55 kW, 75 hp
248 = 248 A, 75 kW, 100 hp

2D2 = 2.2 A, 0.75 kW, 1 hp
3D3 = 3.3 A, 1.1 kW, 1.5 hp
4D3 = 4.3 A, 1.5 kW, 2 hp
5D6 = 5.6 A, 2.2 kW, 3 hp
7D6 = 7.6 A, 3 kW, 5 hp
9D0 = 9 A, 4 kW, 7.5 hp (VT)
012 = 12 A, 5.5 kW, 7.5 hp
016 = 16 A, 7.5 kW, 10 hp
023 = 23 A, 11 kW, 15 hp
031 = 31 A, 15 kW, 20 hp
038 = 38 A, 18 kW, 25 hp
046 = 46 A, 22 kW, 30 hp
061 = 61 A, 30 kW, 40 hp
072 = 72 A, 37 kW, 50 hp
087 = 87 A, 45 kW, 60 hp
105 = 105 A, 55 kW, 75 hp
140 = 140 A, 75 kW, 100 hp
170 = 170 A, 90 kW, 125 hp
205 = 205 A, 110 kW, 150 hp
245 = 245 A, 132 kW, 200 hp

3D3 = 3.3 A, 1.5 kW, 2 hp
4D5 = 4.5 A, 2.2 kW, 3 hp
7D5 = 7.5 A, 3.7 kW, 5 hp
010 = 10 A, 5.5 kW, 7.5 hp
013 = 13.5 A, 7.5 kW, 10 hp
018 = 18 A, 11 kW, 15 hp
022 = 22 A, 15 kW, 20 hp
027 = 27 A, 18 kW, 25 hp
034 = 34 A, 22 kW, 30 hp
041 = 41 A, 30 kW, 40 hp
052 = 52 A, 37 kW, 50 hp
062 = 62 A, 45 kW, 60 hp
080 = 80 A, 55 kW, 75 hp
100 = 100 A, 75 kW, 100 hp
125 = 125 A, 90 kW, 125 hp
144 = 144 A, 110 kW, 150 hp
208 = 208 A, 132 kW, 200 hp

Series
G1 = General purpose

1 Consult Application Notes 
for single-phase.

Phase Reference 1

3 = 3~ INPUT/3~ OUTPUT

Internal EMC Filter
D  = DC choke only
E  =  EMC filter only
F  =  Internal EMC filter and DC choke
N =  No EMC filter, no DC choke

Coating of Boards
C = Coated

Enclosure (IP Rating)
00 = IP00
21 = IP21/Type 1
54 = IP54/Type 12

Display Option
C = LCD (graphical)
N = No display

Function
PROFB = PROFIBUS

DEVICENET = DeviceNet
CANOPEN = CANopen

SWD = SmartWire
See Accessories on Page V6-T2-53 
for full offering

Series
G = General purpose

Type
NET = Communication card
EXT = I/O card
ACC = Accessory
SPR = Spare part
KEY = Keypad
CBL = Cable

Basic Naming
DX = PowerXL Drive

DX G – NET – PROFIBUS
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2.6Adjustable Frequency Drives

PowerXL DG1 Series Drives

Accessories
The PowerXL Series—DG1 drives can accommodate a wide 
selection of expander and adapter option boards to customize 
the drive for your application needs. The drive’s control unit is 
designed to accept a total of two additional option boards. 

The PowerXL Series—DG1 drives come with a factory-installed 
standard board configuration including the following:

● Standard I/O: 
● 8DI, 1DO
● 2AI, 2AO
● 2FC, 1FA relays

● Standard communications:
● EtherNet/IP, Modbus TCP
● RS-485: Modbus RTU, BACnet MS/TP

PowerXL Series—DG1 I/O Card Kits 

PowerXL Series—DG1 Communication Card Kits 

PowerXL Series—DG1 Keypad Kits 

PowerXL Series—DG1 Conversion and Flange Kits

The Type 12/IP54 option kit is used to convert a Type 1/IP21 to a 
Type 12/IP54 drive. The kit includes cover, fan and grommets.

Type 12/IP54 Conversion Kits 2

The flange kit is used when the power section heat sink is 
mounted through the back panel of an enclosure. The kit 
includes hardware, top flange plate, bottom flange plate and 
two side flange plates.

Flange Kits 

PowerXL Series—DG1 Demo Units

Demo Units

Notes
1 Available January 2017.
2 NEMA 12 DG1 drives from W34 are available within 3 business days.

Description Catalog Number

3 x DI, 3 x DO, 1 x thermistor, 24 Vdc/EXT option card DXG-EXT-3DI3DO1T

1 x AI, 2 x AO (isolated to control board) option card DXG-EXT-1AI2AO

3 x relay dry contact (2NO + 1NO/NC) option card DXG-EXT-3RO

3 x PT100 RTD thermistor input option card DXG-EXT-THER1

6 x DI 240 Vac input option card DXG-EXT-6DI

Description Catalog Number

PROFIBUS-DP communication card DXG-NET-PROFB 

CANopen communication card DXG-NET-CANOPEN

DeviceNet communication card DXG-NET-DEVICENET

PROFIBUS DB9 to 5-pin adapter card DXG-NET-PROAD

SmartWire communication card and module DXG-NET-SWD 1

Description Catalog Number

Standard keypad DXG-KEY-LCD

Remote keypad kit (IP 54 rated keypad holder and 3 m cable) DXG-KEY-RMTKIT

1 m remote keypad cable DXG-CBL-1M0

3 m remote keypad cable DXG-CBL-3M0

Remote keypad mounting holder only DXG-KEY-HOLDER

Type 12/IP54 keypad hole plug (maintain rating without keypad) DXG-KEY-N12PLUG

Description Catalog Number

Frame 1 230 V Type 12/IP54 kit DXG-ACC-2FR1N12KIT

Frame 1 480 V Type 12/IP54 kit DXG-ACC-4FR1N12KIT

Frame 2 Type 12/IP54 kit DXG-ACC-FR2N12KIT

Description Catalog Number

Frame 1 flange kit Type 12/IP54 DXG-ACC-FR1N12FK

Frame 2 flange kit Type 12/IP54 DXG-ACC-FR2N12FK

Frame 3 flange kit Type 12/IP54 DXG-ACC-FR3N12FK

Frame 4 flange kit Type 12/IP54 DXG-ACC-FR4N12FK

Frame 5 flange kit Type 12/IP54 DXG-ACC-FR5N12FK

Frame 6 flange kit Type 12/IP54 DXG-ACC-FR6N12FK

Description Catalog Number

DG1 control module demo stand DG1-DEMO1

DG1 full drive demo case DG1-DEMO2




