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G-18

Fork Terminals
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Expanded Insulation 
Non-Insulated Forks

Cat. No.
PkG.
Qty.

Wire
raNGe

Bolt
Hole

reC.
tool

DimeNsioNs
stoCk 
tHiCk.a B C m 

a18-6F 100 22–16 #6

ERG4002

.72 .25 .27 .59

.02

a116 1,000 22–16 #6 .72 .25 .27 .59
a18-8F 100 22–16 #8 .75 .31 .27 .59
a114 1,000 22–16 #8 .75 .31 .27 .59
a18-10F 100 22–16 #10 .75 .31 .27 .59
a115-tB 1,000 22–16 #10 .75 .31 .27 .59
B14-6F 100 18–14 #6

ERG4002
ERG4005

.75 .31 .27 .59

.03

B64 1,000 18–14 #6 .75 .31 .27 .59
B19 1,000 18–14 #6 .66 .25 .13 .50
B14-8F 100 18–14 #8 .75 .31 .27 .59
B65-tB 1,000 18–14 #8 .75 .31 .27 .59
B14-10F 100 18–14 #10 .75 .31 .27 .59
B115 1,000 18–14 #10 .75 .31 .27 .59
B14-14F 100 18–14 1⁄4" .90 .44 .38 .68
C10-6F 50 12–10 #6 .77 .31 .27 .63

.04

C133 500 12–10 #6 .77 .31 .27 .63
C10-8F 50 12–10 #8 .82 .38 .27 .63
C114 500 12–10 #8 .82 .38 .27 .63
C10-10F 50 12–10 #10 .82 .38 .27 .63
C115 500 12–10 #10 .82 .38 .27 .63
C10-14F 50 12–10 1⁄4" .98 .50 .37 .73
C116-tB 500 12–10 1⁄4" .98 .50 .37 .73

Cat. No.
PkG.
Qty.

Wire
raNGe

max.
iNs.

Bolt
Hole

reC.
tool

DimeNsioNs
stoCk 
tHiCk.a B C m

18ra-6Flx 100 22–16 .170 #6

ERG4001

.97 .25 .25 .81

.02
ra2217-170 1,000 22–16 .170 #6 .97 .25 .25 .81
18ra-8Flx 100 22–16 .170 #8 .97 .29 .25 .81
18ra-10Flx 100 22–16 .170 #10 .97 .29 .25 .81
ra2257-170 1,000 22–16 .170 #10 .97 .29 .25 .81
14rB-6Flx 100 18–14 .200 #6 .97 .31 .27 .81

.03

rB2207-200 1,000 18–14 .200 #6 .97 .31 .27 .81
rB2217-200 1,000 18–14 .200 #6 .97 .29 .27 .81
14rB-8Flx 100 18–14 .200 #8 .97 .31 .27 .81
rB2237-200 1,000 18–14 .200 #8 .97 .31 .27 .81
14rB-10Flx 100 18–14 .200 #10 .97 .31 .27 .81
rB2257-200 1,000 18–14 .200 #10 .97 .31 .27 .81
10rC-6Flx 50 12–10 .250 #6 1.07 .31 .27 .91

.04

rC2207-250 500 12–10 .250 #6 1.07 .31 .27 .91
10rC-8Flx 50 12–10 .250 #8 1.10 .37 .27 .91
10rC-10Flx 50 12–10 .250 #10 1.10 .37 .27 .91
rC2227-250 500 12–10 .250 #10 1.10 .37 .27 .91
10rC-14Flx 50 12–10 .250 1⁄4" 1.22 .50 .32 .96
For multiple wire combinations per UL File E9609, see page G-8.
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