Steel City

Beam Clamps 6H Series Conduit and Pipe Hangers =
[~
e Accommaodates 2" through =
4" EMT or rigid conduit E
e (Can be used for either vertical S,
or horizontal installation ,3
Fig. 2 Fig. 3 e 6HTB Series have a built-in 2
nut so there are less parts &
to handle or drop g
FIG. 0.D. OF CONDUIT OM. CONDUIT STD. (1-]
CAT. NO. NO. ORPIPE (IN)  OR PIPE SIZE (IN.) CTN. e Installs easily with =
RCS Clamp — Steel a screwdriver 2
RCS-1/2 1 840 % 50 |
RCS-3/4 1 1,050 Y% 50
RCS-1 1 1315 1 100 g
RCS-1-1/4 1 1,660 1V 100 @
RCS-1-1/2 1 1.900 2 100 o
RCS-2 1 2.375 2 100 =
RC Clamp — Malleable Iron :é
RC-3/8 1 675 % 50 &
RC-1/2 1 840 % 50 @
RC-3/4 1 1.050 % 50 =
RC-1 1 1.315 1 100 -
RC-1-1/4 1 1,660 1% 100 ;,—’
RC-1-1/2 1 1,900 1% 100 3
RC-2-SC 1 2.375 2 100 @
RC-2-172 1 2.875 2: 100 WITH BOLT WITHOUT BOLT Qo
B L SEUL . Il CAT. FIG. CAT. FIG. EMT  RIGID CONDUIT STD. ;)l'l
RC-3-1/2 1 4.000 372 100 NO. NO.  NO. NO.  (IN) ORPIPE(IN) CTN. %
RC-4-5C ! 1500 1 100 6HO B T 6HO 2 % %k 100 3
EC Clamp — Malleable Iron 6HO TB 3 6HO 4 ” Y1l 100 prd
EC1/2 2 840 % 5 6H1 B 1 6HI 2 % % 100
EC-3/4 2 1.050 % 50 6H1-TB 3 6H 4 % % 100
EC-1 2 1315 1 100 6H2-B 1 6H2 2 1 1 100
EC-1-1/4 2 1,660 1% 100 6H2-TB 4 1 1 100
EC-1-1/2 2 1.900 % 100 6H21/28 1 6H21/2 2 1u - 100
EC-2 2 2.375 2 100 6H21/2-TB 4 1% — 100
EC-2-1/2 2 2875 2 100 6H3-B 1 6H3-SC 2 1% 1 100
EC-3 2 3.500 3 100 GH3-TB 4 1% 1 100
PC Clamp — Malleable Iron 6H4-B 1 6Ha 2 . 17 100
PC-3/8 3 675 % 50 6H4-TB s - 1 100
PC1/2 3 840 % 50 6H5-B 1 6H5 2 2 2 100
PC-3/4 3 1,050 % 50 6H5-TB 4 5 5 100
PC-1 8 1315 1 100 6H6-B 1 6H6 2 2 2% 100
PC-1-1/4 3 1,660 1% 100 6H7-B i e 5 3 3 100
PC-1-1/2 3 1.900 1% 100 6HaB ’ o8 5 3% 3% T
PC-2 3 2.375 2 100 6H-B 1 6H9 2 4 4 100
PC-2-1/2 3 2875 2 100 Add SS suffix to part number for stainless steel.
:g:g_1 P 2 iggg 3?/ :gg Load rating is 500 Ibs. with a safety factor of 3. Available with or without closure bolt.
' ° Standard finishes: Electro-Galvanized and Type 304 Stainless Steel.
PC-4 3 4500 4 100
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