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Grounding
Mechanical

TYPE GG

Ground Connector 
For Copper Bar, Strap, Braid or Cable 
to Rod or Tube

High copper alloy ground connector for joining bar, 
strap, braid or cable to rod or tube. High copper 
alloy cast body, DURIUM™ U-bolts, nuts and 
lockwashers make the GG particularly effective 
for use with braid for ground rods, switch handles, 
fence posts and gates. One-wrench installation.

Catalog 
Number

Conductor
A H J W

Tube I.P.S. ** Rod
GG15-1 1 1-1/8 - 1-1/4

1
3-3/8

3/8

2-5/8
GG16-1 1-1/4 1-3/8 - 1-1/2

3-1/2
3

GG17-1
1-1/2 1-5/8 - 1-7/8 3-1/4

GG17-15 1-1/2
GG18-1

2 2 - 2-3/8
1

4-1/4 3-3/4
GG18-15 1-1/2
GG18-2

2
4-3/8

1/2

4-1/8
GG19-2

2-1/2 2-1/2 - 2-7/8 5 4-5/8
GG19-25 2-1/2
GG20-2

3 3 - 3-1/2
2

6-3/8
5-1/5

GG20-25 2-1/2
5-1/4

GG20-3 3
GG21-2

3-1/2 3-1/2 - 4

2

5-7/8 5-3/4
GG21-25 2-1/2
GG21-3 3
GG21-35 3-1/2
GG22-2

4 4 - 4-1/2

2

6-1/2 6-1/4
GG22-25 2-1/2
GG22-3 3
GG22-4 4
GG24-2 5 — 2 7-5/8 7-1/4

NOTE:

**   Refer to Section O for tube dimensions.
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