Mechanical BURNDY®

Universal Terminals for Copper/Aluminum - Four Conductor Designs; Panelboard Lugs

“ TYPES K4A-U, KK4A-U

UNIVERSAL TERMINAL

(Four Conductor)
For Aluminum and Copper Conductors

These dual-rated four conductor lugs are
constructed from high strength aluminum alloy and N K K
electro tin-plated to provide low contact resistance.
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For Aluminum and Copper Conductors
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Number* No. | (Aluminum or Copper) Size D L N W E T H Torque (in-lb)
K4A29U-4N 1 6 AWG-250 kemiil 12 316 425 0.63 369 175 0.31 119 275
K4A31U-4N 1 6 AWG-350 kemil 12 3.00 450 0.63 5.04 175 0.31 1.38 275
KK4A36U-4N | 2 2 AWG-600 kemil 112 334 563 0.63 5.00 1.75 044 151 375
KK4A40U-4N | 2 300 kemil-800 kemil 12 341 6.19 0.63 6.00 175 0.56 1.88 375
* “N” indicates NEMA standard stud holes. A Al 4N items see note LIGHTNING PROTECTION INFO.
TYPES K11A-U, K21A-U, Fig.2  Fig.3 = =
K22A-U .
Fig. 1 4 = @
- K K H
1 N E
UNIVERSAL TERMINAL z = ks O
=) | T
> A

Dual-rated panelboard lugs are constructed from 2 Al
high strength extruded aluminum alloy and electro '
tin-plated to provide low contact resistance. s D ®
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ﬁﬁﬁfg I;llg Conﬁl?cf:tors (AIunYi\::Len? 2? gf)pper) at?ulg D L N w E T H ﬁ;ﬁgm;;’fd
Size Torque (in-Ib)
K11A30U 1 2 6 AWG-300 kemil 516 | 094 | 300 | 047 1.00 — 050 2.03 275
K11A34U-2 2 2 4/0 AWG-500 kemil 14 | 231 | 291 | 025 144 0.69 0.63 240 375
K11A36U-2 3 2 2 AWG-600 kemil 38 | 231 | 491 | 038 150 1.38 0.75 302 375
K21A36U-2 | 4 3 2 AWG-600 kemil 38 | 231 | 491 | 038 | 250 1.38 0.75 303 375
K22A36U-2 | 5 4 2 AWG-600 kemil 38 | 231 | 491 | 038 | 250 1.38 0.75 303 375
K11A39U-2 3 2 1/0 -750 kemiil 38 | 231 | 491 | 038 169 1.38 0.75 302 375
K22A39U-2 | 5 4 1/0-750 kemil 38 | 231 | 491 | 038 | 3.06 1.38 0.75 302 375

A Listed torque values are for maximum conductor sizes accommodated. Consult UL486
Tables 7-4, 7-5, 7-6 for smaller conductor sizes.
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