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Grounding
Mechanical

BURNDY®

MECHANICAL GROUNDING
CONNECTORS

More than 60 years of technological innovation
has made BURNDY® mechanical grounding
connectors one of the most widely used, highly
respected lines in the industry There is virtually no
grounding application problem that this diversified
line cannot help solve.

All BURNDY mechanical grounding connectors
have been designed for easy installation and
for outstanding durability. Only the finest high
copper alloys are used in their manufacture,
ensuring top performance under the most extreme
environmental conditions.

UL467 Listed for direct burial applications in earth
or concrete.

TYPES KC, K2C
SERVIT POST™

For Copper Cable to Flat

SERVIT POST™ used to ground one or two cables
to steel structures, fence posts, transformers. Also
used to tap one or two cables from bus bar. One-

wrench installation.
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KC15 K2C15 12 ANG-9 AWG 12 ANG-8 AWG 1/4-20 3/8 12 3/8 12 5/8 718
KC15B1 K2C15B1 12 ANG-9 AWG 12 ANG-8 AWG 1/4-20 718 12 3/8 1 5/8 7/8
KC17 K2C17 10 AWG-7 AWG 10 AWG-6 AWG 1/4-20 3/8 5/8 7116 12 7/8 1
KC17B1 K2C17B1 10 AWG-7 AWG 10 AWG-6 AWG 1/4-20 7/8 5/8 7116 1 78 1
KC20 K2C20 10 AWG-5 AWG 10 AWG-4 AWG 516-18 13/32 11116 12 5/8 718 1-1/8
KC20B1 K2C20B1 10 AWG-5 AWG 10 AWG-4 AWG 5/16-18 27/32 1116 12 1 718 1-1/8
KC22 K2C22 10 AWG-3 AWG 10 AWG-2 AWG 3/8-16 15/32 3/4 5/8 5/8 1 1-1/4
KC22B1 K2C22B1 10 AWG-3 AWG 10 AWG-2 AWG 3/8-16 31/32 3/4 5/8 1-1/8 1 1-1/4
KC23 K2C23 8 AWG-2 AWG 10 AWG-1 AWG 3/8-16 15/32 13/16 5/8 5/8 1 1-3/8
KC23B1 K2C23B1 8 AWG-2 AWG 10 AWG-1 AWG 3/8-16 31/32 13/16 5/8 1-1/8 1 1-3/8
KC25 K2C25 2 AWG-1/0 ANG 2 AWG-2/0 ANG 1213 916 15/16 3/4 3/4 1-1/8 1-5/8
KC25B1 K2C25B1 2 AWG-1/0 ANG 2AWG-2/0 ANG 11213 1-116 15/16 3/4 1-1/4 1-1/8 1-5/8
KC26 K2C26 2 AWG-2/0 AWG 2 AWG-3/0 AWG 1213 17/32 1 7/8 3/4 1-3/8 1-7/8
KC26B1 K2C26B1 2 AWG-2/0 ANG 2 AWG-3/0 ANG 1213 1-116 1 7/8 1-1/4 1-3/8 1-7/8
KC28 K2C28 1 AWG-4/0 ANG 1 ANVG-4/0 AWG 5/8-11 3/4 1112 1-3/16 1 1-3/4 2-1/4
KC28B1 K2C28B1 1 AWG-4/0 ANG 1 AWG-4/0 ANG 5/8-11 1-1/4 1-112 1-3116 | 112 1-3/4 2-1/4
— K2C28G3 1 AWG-4/0 AWG 1 AWG-4/0 AWG 1213 1-1/4 1112 1-316 | 1112 1-3/4 2-1/4
KC31 K2C31 1 AWG-350 kemil N/A 5/8-11 3/4 1-11116 1-3/8 1 2-1/4 2-7/8
KC31B1 K2C31B1 1 AWG-350 kemil N/A 5/8-11 1-1/4 1-11/16 1-3/8 1112 2-1/4 2-1/8
KC34 K2C34 3/0 AWG-500 kemil N/A 3/4-10 1 2 1-5/8 1-1/4 2-3/8 3-1/4
KC34B1 K2C34B1 3/0 AWG-500 kemil N/A 3/4-10 1172 2 1-5/8 1-3/4 2-3/8 31/4
NOTE:

** Not UL 467 rated

Add “-NSP” suffix to catalog numbers to have connector supplied with split lockwasher and nut.

US: 1-800-346-4175

www.burndy.com

Canada: 1-800-387-6487



