Mechanical BURNDY®
QIKLUG™ Terminals for Copper; Single or Twin Clamping Elements

TYPES QA, QQA
QIKLUG™

Copper Cable

Type QA heavy duty, compact, high copper
alloy terminal for joining a wide range of cable
to equipment pads or bar. Fast one-wrench
installation. Type QQA heavy duty, high copper
alloy terminal for joining cable to equipment
pads or bar. Twin clamping elements secure joint
vibration and flexing. One-wrench installation.

Catalog Number* Conductor Holes Stud Torque
TypeQA | TypeQQA | Commercial | Navy |inPad ¢ D |E&F| H K g?zlz L H N T (in-Ib)

QA8C-B QQA8C 14 Sol.- 8 Str. 414 1 916 916 — 116 732 | #10 1-3/8 | 2516 | 9/32 |5132| 75

QA8C-2B | QQAS8C-2 14 Sol.- 8 Str. 414 2 916 | 1114 | 5B 1116 732 | #10 2 3 516 |5/32| 75

QA4C-B QQA4C 8 Str.-4 Str. 23-40 1 5/8 5/8 — 3/4 9132 1/4 1-7116 2-3/8 516 | 3116 110
QA4C-2B QQA4C-2 8 Str.-4 Str. 23-40 2 5/8 1-3116 | 58 34 9/32 1/4 2 2415116 | 516 | 3/16 10
QA1C-B QQA1C 4Sfr.- 1 Str. 50-75 1 5/8 3/4 — 1 9/32 14 1-3/4 | 2413116 | 11/32 | 732 | 150
QA1C-2B | QQA1C-2 4 Str.-18tr 50-75 2 58 | 1916 | 7/8 1 132 | 516 | 2916 | 3-58 | 11/32 | 732 | 150
QA26-B QQA26 1/0 Str.-2/0 Str. | 100125 1 13116 1 — 1-316 | 13/32 318 2 3-316 | 716 | 7/32 180
QA26-2B QQA26-2 1/0Str.-2/0 Str. | 100-125 2 1316 | 1-15116 1 1-3116 | 13/32 38 3 4-316 | 716 | 7/32 180
QA28-B QQA28 3/0 Str.-4/0 Str. | 150-200 1 1 1-1116 — 1-516 | 13/32 38 2-1/4 3916 | 17/32 | 1/4 250
QA28-2B — 3/0 Str.-4/0 Str. — 2 1 2 1 1929 | 13/32 | 318 3105 - M6 | 114 | 250
QA28-2N* | QQA28-2N* | 3/0St.-4/0St. | 150-200 | 2 1 348 | 1-3/4 | 1-5116 | 916 12 | 4516 | 558 | 58 | 14| 250
QA31-B QQA31 250 - 350 kemil | 250-350 1 1-316 | 1-3/8 — 1116 | 17/32 112 21136 | 4418 | 1116 | 5116 325
QA31-2B — 250-350 kemil | 250-350 2 1-3116 | 1-31/32 1 11116 | 7/16 38 3-3/8 — 716 | 5116 325
QA31-2N QQA31-2N* | 250-350kemil | 250-350 | 2 1-3/16 3 1-3/4 | 11116 | 916 12 | 4716 | 5-7/8 5@ |[516| 325
QA34-B — 400-500 kemil | 400-500 1 138 | 1-68 | — 2 1732 | 12 | 3316 | 4-7/8 | 1316 | 516 | 375
QA34-2B — 400-500 kemil | 400-500 | 2 1-3/8 2 1 2 13/32 | 38 | 3916 - M6 | 516 | 375
QA34-4B QQA34 400 - 500 kemil | 400-500 4 1-7/8 | 1-15/16 1 2 716 318 34112 — 716 | 5/16 375
QA34-2N* | QQA34-2N* | 400-500kemil | 400-500 2 1-3/8 | 3-3/32 | 1-3/4 2 916 12 | 41116 | 6-9/32 | 58 | 5/16 375
QA40-B — 600-800kemi | 650-800 1 1-58 | 1718 — | 2716 | 1116 | 5B | 3-1116 — 27132 | 3/8 | 500
QA40-2N* | QQA40-2N* | 600-800kemi | 650-800 | 2 1-5/8 3 134 | 2716 | 916 12 | 4414116 | 7-3/132 | 58 | 3B | 500
QQA40-4N* — 600-800kemi | 650-800 4 3 3 1-3/4 | 27116 916 12 — 7-3/32 58 | 38 500
QA44-B — 850-1000 kemil | 1000 1 1-7/8 2 — 2-3/4 11116 58 | 3-15/16 — 1 12 500
QA44-2N* | QQA44-2N* | 850-1000kemil | 1000 2 1-7/8 3 1-34 | 2-3/4 9116 12 5 7118 58 | 12 500
QA44-4AN* | QQA44-4N* | 850-1000kemil | 1000 4 3 3116 | 1-3/4 | 234 916 12 5 718 58 | 12 | 500
QA46-2N* — 1100- 1500 kemil | 1300 2 2118 3 1-3/4 | 3-8 916 12 5-1/4 — 58 [916| 600
QA46-B — 1100- 1500 kemil | 1300 1 24118 21/8 — 3118 13/16 3/4 4-3/8 — 14116 | 9116 | 600

* “N” indicates NEMA standard stud holes. A All 4N items see note LIGHTNING PROTECTION INFO.
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