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Small Terminals

TYPE YF-UI

BARE FERRULES

For Use On Copper Conductor

Wire ferrules are also known as cord end 
terminals or bootlace ferrules. These are electrical 
connectors used to terminate stranded wires. 
These terminals are made of electrolytically tin 
plated copper, uninsulated ferrules are designed to 
form neat end terminations to multi-strand cables 
or wires. Smooth funnel entry assists in wire 

Features & Benefits
•  Made of electrolytic copper, tin plated
•  Seamless barrels
•  Smooth funnel entry to make wire insertion easier
•  RoHS compliant

Catalog 
Number

Wire Size Dimensions in Inches Recommended 
ToolingAWG mm² L1 Dim (in) D Dim (in) D1 Dim (in) D2 Dim (in)

YF2807UI 28 0.14 0.28 0.04 0.03 0.06 YF3206TOOL
YF2605UI 26 0.25 0.19 0.04 0.03 0.06

YF3206TOOL
YF2610TOOL

YF2607UI 26 0.25 0.28 0.04 0.03 0.06
YF2405UI 24 0.34 0.19 0.05 0.03 0.06
YF2407UI 24 0.34 0.28 0.05 0.03 0.06
YF2206UI 22 0.50 0.24 0.05 0.04 0.09

YF3206TOOL
YF2610TOOL
YF2214TOOL
YF2210TOOL

YF2210FL

YF2208UI 22 0.50 0.32 0.05 0.04 0.07
YF2210UI 22 0.50 0.40 0.05 0.04 0.07
YF2212UI 22 0.50 0.40 0.05 0.04 0.07
YF2006UI 20 0.75 0.24 0.06 0.05 0.10
YF2010UI 20 0.75 0.39 0.06 0.05 0.08
YF2012UI 20 0.75 0.47 0.06 0.05 0.08
YF1806UI 18 1.00 0.24 0.07 0.06 0.11
YF1808UI 18 1.00 0.32 0.07 0.06 0.09
YF1810UI 18 1.00 0.39 0.07 0.06 0.09
YF1812UI 18 1.00 0.47 0.07 0.06 0.09
YF1607UI 16 1.50 0.28 0.08 0.07 0.09
YF1608UI 16 1.50 0.32 0.08 0.07 0.12
YF1610UI 16 1.50 0.39 0.08 0.07 0.12
YF1612UI 16 1.50 0.47 0.08 0.07 0.12
YF1618UI 16 1.50 0.71 0.08 0.07 0.12
YF1407UI 14 2.50 0.28 0.10 0.09 0.13
YF1408UI 14 2.50 0.32 0.10 0.09 0.13
YF1410UI 14 2.50 0.39 0.10 0.09 0.13
YF1412UI 14 2.50 0.47 0.10 0.09 0.13
YF1418UI 14 2.50 0.71 0.10 0.09 0.13
YF1209UI 12 4.00 0.35 0.13 0.11 0.15

YF3206TOOL
YF2610TOOL
YF2210TOOL

YF2210FL

YF1212UI 12 4.00 0.47 0.13 0.11 0.17
YF1215UI 12 4.00 0.59 0.13 0.11 0.15
YF1218UI 12 4.00 0.71 0.13 0.11 0.15
YF1010UI 10 6.00 0.39 0.15 0.14 0.19 YF3206TOOL

YF2610TOOL
YF2210TOOL
YF1006TOOL

YF2210FL

YF1012UI 10 6.00 0.47 0.15 0.14 0.19
YF1015UI 10 6.00 0.59 0.15 0.14 0.19
YF1018UI 10 6.00 0.71 0.15 0.14 0.19

insertion. Specifically designed to aid in termination 
of extra flexible fine stranded conductor, provides 
enhanced flexibility relating to wire termination and 
management. A positive contact surface helps 
ensure system integrity.
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Small Terminals

TYPE YF-UI
(Continued)

BARE FERRULES

For Use On Copper Conductor

Catalog 
Number

Wire Size Dimensions in Inches
Recommended Tooling

AWG mm² L1 Dim (in) D Dim (in) D1 Dim (in) D2 Dim (in)
YF0812UI 8 10.00 0.47 0.19 0.18 0.29

YF3206TOOL
YF1006TOOL
YF0801TOOL

YF0815UI 8 10.00 0.59 0.19 0.18 0.29
YF0818UI 8 10.00 0.71 0.19 0.18 0.29
YF0612UI 6 16.00 0.47 0.24 0.23 0.30
YF0615UI 6 16.00 0.59 0.24 0.23 0.30
YF0618UI 6 16.00 0.71 0.24 0.23 0.30
YF0625UI 6 16.00 0.98 0.24 0.23 0.30
YF0412UI 4 25.00 0.47 0.31 0.29 0.38

YF0801TOOL
YF0401TOOL

YF0415UI 4 25.00 0.59 0.31 0.29 0.38
YF0418UI 4 25.00 0.70 0.31 0.29 0.38
YF0420UI 4 25.00 0.79 0.31 0.29 0.38
YF0425UI 4 25.00 0.98 0.31 0.29 0.38
YF0432UI 4 25.00 1.26 0.31 0.29 0.38
YF0215UI 2 35.00 0.59 0.34 0.33 0.42
YF0220UI 2 35.00 0.79 0.34 0.33 0.42
YF0225UI 2 35.00 0.98 0.34 0.33 0.42
YF0232UI 2 35.00 1.26 0.34 0.33 0.42
YF0122UI 1 50.00 0.87 0.43 0.41 0.52
YF0125UI 1 50.00 0.98 0.43 0.41 0.52
YF0132UI 1 50.00 1.26 0.43 0.41 0.52
YF2/022UI 2/0 70.00 0.87 0.56 0.53 0.64

YF1/03/0TOOL

YF2/025UI 2/0 70.00 0.98 0.56 0.53 0.64
YF2/032UI 2/0 70.00 1.26 0.56 0.53 0.64
YF3/025UI 3/0 95.00 0.98 0.61 0.58 0.68
YF3/030UI 3/0 95.00 1.18 0.61 0.58 0.68
YF3/032UI 3/0 95.00 1.26 0.61 0.58 0.68
YF4/032UI 4/0 120.00 1.26 0.70 0.70 0.81
YF4/034UI 4/0 120.00 1.39 0.70 0.70 0.81
YF4/040UI 4/0 120.00 1.57 0.70 0.70 0.81

YF4/0250TOOLYF25032UI 250 150.00 1.26 0.81 0.77 0.91
YF25040UI 250 150.00 1.57 0.81 0.77 0.91
YF35032UI 350 185.00 1.26 0.84 0.79 0.94

Y644HSXT
YF35040UI 350 185.00 1.57 0.84 0.80 0.94
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