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All devices listed on this page conform to NEMA WD-1 and WD-6.

STRAIGHT BLADE RECEPTACLES
Dust & Moisture Resistant & Clock Hanger Receptacles 15 & 20A, 125V
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6207
shown with neoprene 

sealing mat
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Features – Dust & Moisture Resistant
•  Duplex receptacle has face backed by 

neoprene gasket which is slit to provide 
wiping action on plug blades and to 
provide positive closure when not in use.

•  Cellular neoprene sealing mat fits 
under wall plate.

NEMA
5-15R

NEMA
5-20R

2 Pole, 3 Wire

CATALOG NUMBER

RATING

COLOR
NEMA 
CONFIG. NO.

3rd PARTY COMPLIANCE

UL498
FSUL

WC596 C22.2 No. 42A. V.

CLOCK HANGERS

 S3713I 15 125 Recessed Receptacle with Ivory Smooth Wall Plate 5-15R • • •

S3713W 15 125 Recessed Receptacle with White Smooth Wall Plate 5-15R • • •

S3713GRY 15 125 Recessed Receptacle with Gray Smooth Wall Plate 5-15R • • •

S3713BK 15 125 Recessed Receptacle with Black Smooth Wall Plate 5-15R • • •

S3713LA 15 125 Recessed Receptacle with Light Almond Smooth 
Wall Plate 5-15R • • •

 S3733SS 15 125 Recessed Receptacle with Stainless Steel Wall Plate 5-15R • • •

 S3733 15 125 Recessed Receptacle with Brass Wall Plate 5-15R • • •

TAMPER-RESISTANT CLOCK HANGERS BACK & SIDE WIRE

 S3713TRI 15 125 Recessed Receptacle with Ivory Smooth Wall Plate 5-15R • • •

S3713TRW 15 125 Recessed Receptacle with White Smooth Wall Plate 5-15R • • •

S3713TRGRY 15 125 Recessed Receptacle with Gray Smooth Wall Plate 5-15R • • •

S3713TRBK 15 125 Recessed Receptacle with Black Smooth Wall Plate 5-15R • • •

S3713TRLA 15 125 Recessed Receptacle with Light Almond Smooth 
Wall Plate 5-15R • • •
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R885TRWCC6

2.473"4.688"

2.938"

CATALOG NUMBER

RATING

COLOR
NEMA 
CONFIG. NO.

3rd PARTY COMPLIANCE

UL498
FSUL

WC596 C22.2 No. 42A. V.

DUST & MOISTURE RESISTANT

 6207 15 125 Duplex, Dust and Moisture Resistant, Gray 5-15R • • •

 CR6207 15 125 Duplex, Corrosion, Dust and Moisture Resistant, Yellow 5-15R • • •

 6307 20 125 Duplex, Dust and Moisture Resistant, Gray 5-20R • •

6307RED 20 125 Duplex, Dust and Moisture Resistant, Red 5-20R • •

 CR6307 20 125 Duplex, Corrosion, Dust and Moisture Resistant, Yellow 5-20R • •

CATALOG NUMBER

RATING

COLOR
NEMA 
CONFIG. NO.

3rd PARTY COMPLIANCE

cULusA. V.

RECESSED DUPLEX TAMPER-RESISTANT RECEPTACLE

 R885TRWCC6 15 125 White 5-15R •
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PASS & SEYMOUR

DEVICES & WALL PLATES
Color Selection Chart

Devices & Plastic Wall Plate Colors

To order custom metal wall plates, see Pages P-40 – P-44.
For additional colors consult factory.

Custom Metal Wall Plates Paint Finish Colors
Paint Color

Metal Wall Plates
Metal Finish

Black Blue Brown Gray Orange Red

See specific device and wall plate catalog charts for particular color availabilities.

Aluminum Brass (Brushed) Polished Brass Stainless Steel Brushed Bronze  Chrome

Orange Green Gray Yellow Glossy Black Brown White

Primer Red Pink Flat Black Ivory Light Almond Blue

Ivory Light Almond White Green Antique Brass Dark Bronze Nickel




