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Safety Switches
Cross References for Se and ID switches

a  Solid neutral factory installed. b  No viewing window.

System
Ampere
Rating

Indoor — Type 1

Catalogue Number VBII Cross Reference

General Duty                                          240 Volt Fusible
2-Pole, 2-Fuse, Service Entrance and Solid Neutral

30
60
100
200

SE221
SE222
SE223
SE224

GFC221N
GFC222N
GFC223N
GFC224N

3-Pole, 3-Fuse, Service Entrance and Solid Neutral
30
60
100
200

SE321
SE322
SE323
SE324

GFC321N
GFC322N
GFC323N
GFC324N

System
Ampere
Rating

Indoor — Type 1 Type 12 Industrial Type 4/4X Stainless

Catalogue Number
VBII Cross 
Reference Catalogue Number

VBII Cross 
Reference Catalogue Number VBII Cross Reference

Fusible Heavy Duty
2-Pole, 2-Fuse and Solid Neutral                                                                                            240 Volt / 250 Volt DC

30
60

100
200
400
600

—
—
—
—
ID225
ID226

—
—
—
—
HFC225N
HFC226N

12ID221
12ID222
12ID223
12ID224
12ID225
12ID226

HFC221J + HNC612
HFC222J + HNC623
HFC223J + HNC623
HFC224J + HNC64
HFC325J + HNC656
HFC326J + HNC656

4ID221
4ID222
4ID223
4ID224
—
—

HFC221S + HNC612
HFC222S + HNC623
HFC223S + HNC623
HFC224S + HNC64
—
—

3-Pole, 3-Fuse                                                                                                                          240 Volt / 250 Volt DC
30
60

100
200
400
600

ID321
ID322
ID323
ID324
ID425
ID426

HFC321Na

HFC322Na

HFC323Na

HFC324Na

HFC325Na

HFC326Na

12ID321
12ID322
12ID323
12ID324
12ID425
12ID426

HFC321Jb

HFC322Jb

HFC323Jb

HFC324Jb

HFC325Jb

HFC326Jb

4ID321
4ID322
4ID323
4ID324
—
—

HFC321S + HNC612b

HFC322S + HNC623b

HFC323S + HNC623b

HFC324S + HNC64b

—
—

System
Ampere
Rating

Indoor — Type 1 Type 12 Industrial Type 4/4X Stainless Type 12 with Receptacle Type 4/4X with Receptacle

Catalogue 
Number

VBII Cross 
Reference

Catalogue 
Number

VBII Cross 
Reference

Catalogue 
Number

VBII Cross 
Reference

Catalogue 
Number

VBII Cross 
Reference

Catalogue 
Number

VBII Cross 
Reference

Fusible Heavy Duty 
3-Pole, 3-Fuse                                                                                                   480 Volt AC / 600 Volt AC / 250 Volt DC

30
60
100
200
400
600

ID361
ID362
ID363
ID364
ID365
ID366

HFC361
HFC362
HFC363
HFC364
HFC365
HFC366

12ID361
12ID362
12ID363
12ID364
12ID365
12ID366

HFC361JW
HFC362JW
HFC363JW
HFC364JW 
HFC365JW 
HFC366JW

4ID361
4ID362
4ID363
4ID364
—
—

HFC361SW 
HFC362SW
HFC363SW
HFC364SW
—
—

12ID361W 
12ID362W
12ID363W
—
—
—

HF361JCHW 
HF362JCHW
HF363JCHW
—
—
—

4ID361W 
4ID362W
—
—
—
—

HF361SCHW 
HF362SCHW
—
—
—
—

Non-Fusible Heavy Duty
3-Pole, 3-Fuse                                                                                                  480 Volt AC / 600 Volt AC / 250 Volt DC

30
60
100
200
400
600

ID361NF
ID362NF
ID363NF
ID364NF
ID365NF
ID366NF

HNFC361
HNFC362
HNFC363
HNFC364
HNFC365
HNFC366

12ID361NF
12ID362NF
12ID363NF
12ID364NF
12ID365NF
12ID366NF

HNFC361JW
HNFC362JW
HNFC363JW
HNFC364JW 
HNFC365JW 
HNFC366Jb

4ID361NF
4ID362NF
4ID363NF
4ID364NF
—
—

HNFC361SW 
HNFC362SW
HNFC363SW
HNFC364SW
—
—

12ID361NFW 
12ID362NFW
12ID363NFW
—
—
—

HNF361JCHW 
HNF362JCHW
HNF363JCHW
—
—
—

4ID361NFW 
4ID362NFW
—
—
—
—

HNF361SCHW 
HNF362SCHW
—
—
—
—

SE Switch ID Switch
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       Dimensions - inches (mm)

       Width Depth 
   Ampere Catalog  Including Including
  System Rating Number Height Handle Handle 

 Selection and Ordering Data

  030  SE321 111⁄4  (286) 77⁄8 (200) 65⁄16 (160)

  060 SE322  151⁄4  (387) 77⁄8 (200) 65⁄16 (160)

  100 SE323 201⁄4  (514) 93⁄8 (238) 65⁄16 (160) 
  200 SE324 303⁄4  (781) 117⁄8 (302) 75⁄16 (186) 
 

  030  SE221 111⁄4  (286) 77⁄8 (200) 65⁄16 (160)

  060 SE222 151⁄4  (387) 77⁄8 (200) 65⁄16 (160)

  100 SE223 201⁄4  (514) 93⁄8 (238) 65⁄16 (160) 
  200 SE224 303⁄4  (781) 117⁄8 (302) 75⁄16 (186))

  
     

Safety Switches 
 
Light Duty Switches (SE)

SELECTION

 240V Fusible Service Entrance EEmAC 1 Enclosure
 2 Pole, 2 Fuse plus Neutral 240V AC Max. 

  3 Pole, 3 Fuse plus Neutral 240V AC Max. 

SE221

  Use equivalent 60 Amp switch for 30 Amp HRCI-J fuse application and adjust loadbase to pre-drilled position. 
  Can be modified in the field to accept HRCI-J fuses by moving loadbase to pre-drilled position.
  Use equivalent 600V ID Switch for HRCI-J fuse applications.
    Suitable for service entrance


