Standard Trip —Class 20 Heater Packs
Manual or Automatic Reset
Heater packs are shipped three to a carton.

Catalog numbers listed below are for three heater packs.

Standard Trip Ratings

Motor Full Load Ampere Rating ©®

Catalog Number @

Dial Position (Includes Three Heater
A B C D Packs)
0.254 0.306 0.359 0.411 H2001B-3
0.375 0.452 0.53 0.607 H2002B-3
0.56 0.676 0.791 0.907 H2003B-3
0.814 0.983 1.15 1.32 H2004B-3
1.2 1.45 1.7 1.96 H2005B-3
1.79 2.16 2.53 29 H2006B-3
215 26 3.04 349 H2007B-3
3.23 39 456 5.23 H2008B-3
455 55 6.45 74 H2009B-3
6.75 8.17 9.58 " H2010B-3
9.14 10.8 124 14 H2011B-3
14 16.9 19.9 22.8 H2012B-3
18.7 22.1 26.7 30.7 H2013B-3
235 28.5 335 385 H2014B-3
29 34 39.1 441 H2015B-3
39.6 455 51.5 57.4 H2016B-3
53.9 60.9 67.9 74.9 H2017B-3

Trip Curves, see Page V5-T4-28.

Technical Data and Specifications

Terminal Wire Sizes
Line Side (Contactor) ®

Terminal Type

Wire Range—Solid or Stranded

Power Terminals

Coil Terminals

Screw/pressure plate 8-14 AWG 12-16 AWG
Box lug: 256-50A 4-14 AWG 12-16 AWG
Box lug: 60A 3-14 AWG 12-16 AWG

Power Terminals—Load —Cu Only (Stranded or Solid)

Terminal Range Torque Rating
25and 30A 14-6 AWG 20 Ib-in (14-10 AWG)
40, 50 and 60A 14-2 AWG 351b-in (14-10 AWG)

40 Ib-in (8 AWG)
45 |b-in (6-4 AWG)
50 Ib-in (3-2 AWG)

Control Terminals—Cu Only

12-16 AWG stranded, 12—-14 AWG solid

Notes

@ For motor full load amperes between listed values, adjust dial clockwise for higher or counter-

clockwise for lower motor currents. The currents listed are for 1.5 service factor motors.

A position adjustment is provided for 1.0 service factor motors.

@ Set of three heater packs are required for both single- and three-phase applications.
® Line side (contactor) torque ratings can be found on Page V5-T4-14.
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NEMA Type 1 Enclosed Control

Heater Packs

Fast Trip—Class 10 Heater Packs
Manual or Automatic Reset

Heater packs are shipped three to a carton.
Catalog numbers listed below are for three heater packs.

Fast Trip Ratings

ing ®
Motor Full Load Ampere Rating @ Catalog Number @

Standard Trip—Class 20 Heater Packs
Manual or Automatic Reset
Heater packs are shipped three to a carton.

Catalog numbers listed below are for three heater packs.

Standard Trip Ratings

Motor Full Load Ampere Rating ©

Catalog Number @

Dial Position (Includes Three Heater Dial Position (Includes Three Heater
A B c D Packs) A B c D Packs)
0.26 0313 0.367 042 H2101B-3 0.254 0.306 0.359 0411 H2001B-3
0.384 0464 0543 0623 H21028-3 0375 0.452 053 0.607 H2002B-3
057 0688 0.806 0924 H21038-3 0.56 0676 0.791 0907 H2003B-3
0.846 1.02 12 1.37 H21048-3 0814 0983 115 132 H2004B-3
128 155 183 21 H21058B-3 > e P % 1200583
192 233 274 315 H21068B-3 - T 25 29 H200683
23 279 328 377 H2107B-3 r 76 0 e H200763
338 a7 482 554 H2108B-3 : : : :

323 39 456 523 H2008B-3
4.9 6.03 7.09 8.16 H2109B-3

455 55 6.45 7.4 H2009B-3
7.07 858 101 118 H2110B-3

6.75 8.17 958 1 H2010B-3
96 112 128 144 H2111B-3

9.14 1038 124 14 H2011B-3
144 175 207 238 H2112B-3
o e = i H211383 14 169 199 28 H2012B-3
T 73 g 8 2183 187 27 267 307 H2013B-3
83 26 5 "3 H211583 235 285 335 385 H2014B-3
%5 13 18 538 HZ11663 29 34 391 a4 H2015B-3
538 508 579 719 H21178-3 3956 155 515 574 H2016B-3

53.9 60.9 67.9 749 H2017B-3

Trip Curves, see Page V5-T4-58.

Notes

® For motor full load amperes between listed values, adjust dial clockwise for higher or
counter-clockwise for lower motor currents. The currents listed are for 1.5 service factor
motors. A position adjustment is provided for 1.0 service factor motors.

@ Set of three heater packs are required for both single- and three-phase applications.

Trip Curves, see Page V5-T4-58.
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