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BURNDY®Tooling
Cutters  — Mechanical & Ratchet

Accessories:
Catalog Number: Description:
RPC701302: Fixed	Replacement	Blade	for	RCC1000
RPC701402: Moveable	Replacement	Blade	for	
	 RCC1000

RCC - Cu/Al
RCC-Series Ratchet Cutters for Cu/Al
Three	variations	covering	a	range	of	Cu/Al

•	 Rugged,	high	quality	steel	cutting	blades
•	 Excellent	cutting	edge	performance
•	 Minimum	of	cable	distortion

For Use On:

RCC600E: Copper	&	Aluminum	600	kcmil

RCC750HD: Copper	&	Aluminum	750	kcmil

RCC1000: Copper	&	Aluminum	1000	kcmil

Variations:
Catalog Number: Description:
RCC600E  10.5”	overall	length;	cuts	copper	and	
	 	 aluminum	cable	to	600	kcmil;	max.	insulation	
	 	 diameter	1.05”;	1.3	lbs

RCC750HD  10.5”	overall	length;	cuts	copper	and	
	 	 aluminum	cable	to	750	kcmil;	max.	insulation	
	 	 diameter	1.62”;	2.4	lbs

RCC1000  20”	overall	length;	cuts	copper	and	aluminum	
	 	 cable	to	1000	kcmil;	max.	insulation	diameter	
	 	 2.38”;	5.0	lbs

Specifications (RCC600E):
Weight:	 1.3	lbs
Length: 10.50”	x	4.25”	x	1.75”
Max. Insulation Dia.: 1.05”
Warranty: 1	year	limited	warranty	(excluding
	 blades)
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