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Blackburn® Compression Connectors
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Colour-Coded Compression Connectors

Aluminum Compression Connectors
• Specifically designed for use with aluminum conductors 

(concentric,  compressed or compact)
• Also listed for use with copper conductors
• Made of high-conductivity seamless aluminum tubing
• Tin-plated for corrosion resistance
• Chamfered barrels for ease of installation
• Can be used for medium voltage applications up to 35 kV 

provided proper insulation techniques are used
• Colour-coded for quick, easy die identification
• Pre-filled with oxide inhibiting compound
• CSA Certified and UL Listed when installed with Blackburn®, 

Burndy, T&B® or Anderson tools, as specified by CSA

• Connector for aluminum conductors only; pigtail may be inserted 
into either  aluminum or copper connectors

• Insulating cover included
• 90°C Rating per UL standard
• Tin-plated stranded copper wire pigtail
• Tin-plated aluminum barrel pre-filled with oxide inhibitor and capped

See Section E for more tool and die information.

Cat. No.
Conductor Size

Length L (in.) Colour Code
(Al) (Cu)

ASP8 8 str. 6 AWG 1-1/4 Blue

ASP6 6 str. 4 AWG 1-5/8 Grey

ASP4 4 str. 1 AWG
1-7/8

Green

ASP2 2 + 3 str. 1/0 AWG Pink

ASP1 1 str.

–

2-3/8
Gold

ASP10 1/0 str. Tan

ASP20 2/0 str. 2-1/2 Olive

ASP30 3/0 str. 2-7/8 Ruby

ASP40 4/0 str. 300 kcmil 3-3/4 White

ASP250 250 kcmil 350 kcmil
4

Red

ASP300 300 kcmil 400 kcmil Blue

ASP350 350 kcmil 500 kcmil 3-7/8 Brown

ASP400 400 kcmil 600 kcmil 4-7/8 Green

ASP500 500 kcmil 700 kcmil 5 Pink

ASP600 – 600 kcmil 5-1/8 Black

ASP750 750 kcmil 900 kcmil 5-3/8
–

ASP1000 1000 kcmil – 6

L

Cat. No. Conductor Size
(Al)

Copper Stud
Size

Dimensions (in.) Colour
Code Die #

A B O.D.

PA06 6 str. 8

7/8
1-11/32 0.640 Orange 50

PA04 4 str. 6

PA02 2 str. 4

PA01 1 str. 3 1

PA11 1/0 str. 2
1-1/4 1-19/32

0.906 Red 76
PA21 2/0 str. 1

PA31 3/0 str. 1/0
1-3/8 1-7/8

PA41 4/0 str. 2/0

PA25 250 kcmil 3/0 1-1/2

2-1/16 1.155 Brown 87HPA30 300 kcmil
4/0 1-5/8

PA35 350 kcmil

PA40 400 kcmil 250 kcmil

1-7/8
2-3/32 1.375 Black 106H

PA50 500 kcmil
350 kcmil

PA60 600 kcmil
2-3/4 1.500 Yellow 115H

PA75 750 kcmil 500 kcmil 2

UL Listed.
CSA not applicable.

T&B Dies

Alum. Wire Size Die
Code UT3 UT5 TBM5 TBM6 TBM8 13642

12-Ton
TBM15
UT15

21920
20-Ton

#6 – #1 50 5/8 TU Orange – – – 15529 –

1/0 – 4/0 76 or 
76H

–

TX

–

13472 Red
13476 Red 13467 11744 15512 11170

250 kcmil – 350 kcmil 87H TH

–

13468 11746 15506 11176

400 kcmil – 500 kcmil 106H
– –

11749 15515 11140

600 kcmil – 750 kcmil 115H 11753 15504 11157

Type PA — Pin Adapter TerminalsType ASP — Aluminum Splices


