Blackburne

Dual-Rated Mechanical Connectors

Mechanical Connectors

Type ADR-ALCUL™ — Two Conductors, One-Hole Mount

¢ For copper and aluminum conductors
e Easy installation — no special tools required
¢ Tin-plated for low contact resistance
e All aluminum bodies
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Conductor Range Dimensions (in.)
Cat. No.
Max. Min. L w H D E F G 1
ADR11-21 1/0 str. 1-7/32 7116 35/64
14 AWG 1-15/32 25/32 1/4 3/16 27/32

ADR21-21* 2/0 str. 1-1/4 27/64 21/32
ADR25-21 250 kemil 2-9/16 1-41/64 1-3/16 3/8 1-9/16 13/16

- 6 str. 7/8 1/4
ADR35-21 350 kemil 2-7/8 1-59/64 1-1/4 1 1-3/4 61/64
ADR60-21 600 kemil 2 str. 3-3/16 2-13/32 1-9/16 5/8 7116 1-13/16 1-7/32
ADR80-21 800 kemil 300 kemil

- - 3-3/8 3-3/16 1-15/16 718 5/8 172 1-3/4 1-5/8
ADR99-21 1000 kemil 500 kemil

* CSA not applicable.

Type ADR-ALCUL™ — Two Conductors, Two-Hole Mount*

¢ For copper and aluminum conductors
o Eagsy installation — no special tools required
¢ Tin-plated for low contact resistance
e All aluminum bodies
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“E” Bolt Size
Conductor Range Dimensions (in.)

Cat. No. Figure

Max. Min. L w H D E F G I
ADR35-22** 1 350 kemil 6 str. 4-1/4 2-19/64 1-3/8 5/16 3 1-7/32
ADR60-22D 600 kemil 2 str. 5-5/16 2-3/4 1-172 58 1 3/8 1-7/16
ADR80-22D 2 800 kemil 300 kemil 3-1/16

- - 6-3/16 3-1/2 1-7/8 9/16 1-13/16

ADR99-22D 1000 kemil 350 kemil

* NEMA Spacing: 1-3/4 in. centers.

** Not CSA Certified.

Connectors accommodating conductors 600 kemil and larger have double row of set screws (D suffix).
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