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Decorator Devices

Device Page Number
Specification Grade Decorator & Combination Switches  E-2, E-3, E-7, E-8
TradeMaster® Decorator & Combinations  E-4 – E-6, E-9 – E-11, E-20, E-21
Home Locator Switches  E-12
PlugTail™ Decorator Receptacles  E-13
Hospital & Specification Grade Decorator Receptacles  E-14 , E-15
Heavy-Duty Tamper-Resistant Decorator Receptacles  E-16
Specification Grade Combination & Decorator Receptacles  E-17
TradeMasterr® Tamper-Resistant Receptacles E-18
Weather-Resistant Receptacles E-19
Recessed TV Boxes E-22
TradeMaster®, Specification & Hospital Grade GFCI & Combination Receptacles E-22 – E-32
PlugTail™ GFCI Receptacles   E-33 – E-36
TVSS Straight Blade Receptacles  E-37, E-38
Vacancy & Occupancy Sensors  E-39 – E-45

Timers  E-46 – E-48
LightSense™ Control  E-49 – E-52
Scene Director & Leandro®  E-53 – E-55
Harmony™ Dimmers & Fan Speed Controls  E-56
LS Series  E-57 – E-59
DR Series  E-60
Wide Slide Series  E-61, E-62
Titan™ Series  E-63 – E-69
P&S Signature™ Devices & Wall Plates  E-70 – E-77
Decorator Wall Plates  E-78 – E-81

Our complete line of Decorator devices combine today’s 
design aesthetics — with ease of installation, reliability, 
and performance that never goes out of style.

26252W

Triple-wipe contacts interface with 
plug blades at three points for better 
contact, lasting blade retention.

Totally isolated terminal 
compartments for positive 

conductor containment.

Side and internal screw-
pressure-plate back wire 
capability. Accepts #14 – #10 
AWG solid or stranded wire.

Chromate-plated steel 
strap ensures structural 

integrity. A high-strength, 
nylon face withstands impacts.

Easily accessed break-off, 
line-contact connecting tab 
for fast, easy split-circuit wiring.

Auto-ground clip assures positive ground.
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Decorator Devices

Specification Grade Combination &  
Decorator Receptacles 

15 & 20A, 125 & 250V; 20A, 120/125VAC

All devices listed on this page conform to NEMA WD-1 and WD-6.

26261I

NEMA
5-20R

NEMA
5-15R

NEMA
6-15R

NEMA
6-20R

2.635"

3.281"

1.322"

3.813"

.833"

Features
n Impact-resistant face and body.
n  GE Lexan™ high impact-resistant lens.
n  External screw-pressure-plate back and side  

wired. Accepts #12 and #14 AWG.
n  Ground screw position under the end of the  

strap minimizes the risk of contact.

n  Energy-efficient LED has average 20-year life  
expectancy: eliminates bulb replacement.

n Sensor automatically turns light ON in the dark.
n Increased light output for better illumination.
n Light sensor for enhanced sensitivity.

Catalog  Rating Light Output  NEMA
Number A. VAC In 1' FCD* Color Config. No. UL498

Specification Grade Decorator Hallway Light & Single Receptacle

PS8HWLI 20 120/125 0.2561 Ivory 5-20R	 •
PS8HWLW 20 120/125 0.2561 White 5-20R	 •
PS8HWLLA 20 120/125 0.2561 Light Almond 5-20R	 •

3rd Party 
Compliance

PS8HWLLA

3.281"

3.812"

2.60"

1.29"1.59"

*FCD = Foot Candle Distance. 1 Lumen = 1 FCD. See Page U-55 for more information.

Features
n  Corrosion-resistant, plated wraparound steel strap  

locked into assembly to prohibit strap from bending  
away from body.

n  One-piece, brass, triple-wipe power contacts  
for lasting retention.

n  Heavy-duty compact design for easier installation  
and long lasting performance.

n  Easily accessed break-off, line-contact connecting  
tab for fast, easy split-circuit wiring.

n Impact-resistant nylon face.
n  Terminal compartments isolated from each 

other for positive conductor containment.
n  Side and internal screw-pressure-plate  

back wire accepts #14 – #10 AWG solid  
or stranded wire.

n All devices fit standard #26 opening wall plate.
n Tri-drive terminal and mounting screws.
n Auto-ground clip assures positive ground.

2 Pole, 3 Wire

3rd Party Compliance

  FSUL 
 UL498 WC596 cUL/CSA

  Rating  NEMA
Catalog Number A. V. Color Config. No.

Heavy-Duty Specification Grade Single Receptacles Back & Side Wire

26261I 15 125 Ivory 5-15R •	 •	 •
26261W 15 125 White 5-15R •	 •	 •
26261 15 125 Brown 5-15R •	 •	 •
26261GRY 15 125 Gray 5-15R •	 •	 •
26261BK 15 125 Black 5-15R •	 •	 •
26361I 20 125 Ivory 5-20R •	 •
26361W 20 125 White 5-20R •	 •
26361 20 125 Brown 5-20R •	 •
26361GRY 20 125 Gray 5-20R •	 •
26361BK 20 125 Black 5-20R •	 •
26361LA 20 125 Light Almond 5-20R •	 •
26661I 15 250 Ivory 6-15R •	 •	 •
26661W 15 250 White 6-15R •	 •	 •
26661GRY 15 250 Gray 6-15R •	 •	 •
26661BK 15 250 Black 6-15R •	 •	 •
26861I 20 250 Ivory 6-20R •	 •
26861W 20 250 White 6-20R •	 •
26861 20 250 Brown 6-20R •	 •
26861GRY 20 250 Gray 6-20R •	 •
26861BK 20 250 Black 6-20R •	 •
26861LA 20 250 Light Almond 6-20R •	 •


