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NMLT590 03900 1/2 1/2 10 50 3.165 2.435 3.594 2.007

NMLT790 03902 3/4 3/4 10 50 3.875 2.900 4.200 2.623
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LTSC50 35405 1/2 1/2 25 100 .525 1.535

LTSC75 35408 3/4 3/4 25 100 .525 1.535

To adjust the angle simply loosen the center nut, twist to the correct angle, and retighten.

ADJUSTS FOR ALL ANGLES…FROM 0° TO 90°!

SNAP2IT® Zero to 90™ Non-Metallic Connectors

One-Piece Screw-In Liquid Tight Connectors

For use with non-metallic liquid-tight conduit, type B only. Push on installation.
Produced from UV rated plastic for long outdoor life.

For use with metallic and non-metallic liquid-tight conduit, type B only.
• Costs 20% less than multi-piece fittings
• Fast and easy screw-on installation
• One-piece, low profile construction
• Built-in gasket maintains liquid-tight seal
• No tools required

Add suffix “BL” to Catalog # when ordering in black, for example NMLT590BL.
Factory order only. Minimum quantities required.
PATENTED.

PUSHES
onto conduit!

NO TOOLS
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