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                  10 gA. MILd sTEEL      10 gA. sTAINLEss sTEEL

Quick Draw® Hydraulic Punch Driver and Kits
The Quick Draw®, Quick Draw 90®, and Quick Draw® Flex feature:
• Compact, lightweight design for portability and fast, easy 
 one-person operation.
• Develops 8 tons of hydraulic force for easy punching, even in  

10-gauge stainless steel, depending on individual punch capacities.
• Quick Draw® is perfect for fast, straight-on front panel punching.
• Quick Draw 90®’s right angle driver head rotates over 180 degrees  

for maximum flexibility in tight working areas.
• Quick Draw® Flex allows unlimited driver orientation to simplify  

access to work area.
• Can be used with non-round punches within the capacity of the tool 

(adapter may be required).
• U.S. Patent #6,772,521.

7806SB 
Quick Draw® Kit

7906SB 
Quick Draw 90® Kit

7706SB 
Flex Driver Kit

WEIghT

cAT. No. Upc No. dEscRIpTIoN LBs. kg.
7704SB 10475 Quick Draw® Flex Driver, 2 Draw Studs, 1 Adapter, 1 

Spacer and Case
12.1 5.5

7706SB 10476 Standard – Quick Draw® Flex Driver, 1/2” through 
2” Slug-Buster® Conduit Size Punches and Dies, 2 
Draw Studs, 1 Adapter, 1 Spacer and Case

17.3 7.9

7804SB 34292 Quick Draw® Driver, 2 Draw Studs, 1 Adapter, 1 
Spacer and Case

10 4.5

7806SB 34293 Standard – Quick Draw® Driver, 1/2” through 2” 
Slug-Buster® Conduit Size Punches and Dies 2 
Draw Studs, 1 Adapter, 1 Spacer and Case

14 6.4

7804E 34291 Metric – Quick Draw® Driver, 2 Draw Studs, 1 
Adapter, 1 Spacer and Case

9.4 4.3

7804ESB 35611 Metric – Quick Draw® Driver, Slug-Buster® Pg 
Punches and Dies 15.2 mm through 30.5 mm, 2 
Draw Studs, 1 Adapter, 1 Spacer and Case

10.3 4.7

7804ISO 35614 Metric – Quick Draw® Driver, Slug-Buster® ISO 
Punches and Dies 16.2 mm through 40.5 mm, 2 
Draw Studs, 1 Adapter, 1 Spacer and Case

11.4 5.2

7904SB 33794 Quick Draw 90® Driver, 2 Draw Studs, 1 Adapter, 1 
Spacer and Case

10 4.5

7906SB 34300 Quick Draw 90® Driver, 1/2” through 2” Slug-
Buster® Conduit Size Punches and Dies, Draw 
Studs, 1 Adapter, 1 Spacer and Case

14 6.4

7904E 34299 Metric – Quick Draw 90® Driver, 2 Draw Studs, 1 
Adapter, 1 Spacer and Case

11 5.0

7904ESB 35615 Metric – Quick Draw 90® Driver, Slug-Buster® Pg 
Punches and Dies 15.2 mm through 30.5 mm, 2 
Draw Studs, 1 Adapter, 1 Spacer and Case

11 5.0

7904ISO 35616 Metric – Quick Draw 90® Driver, Slug-Buster® ISO 
Punches and Dies 16.2 mm through 40.5 mm, 2 
Draw Studs, 1 Adapter, 1 Spacer and Case

12.2 5.5

34983 34983 Plastic Case

sTEEL cApAcITIEs foR coNdUIT sIzEs

sTANdARd pUNchEs ANd sLUg-BUsTER® sLUg-spLITTER sc™

REQUIREd
dRAW sTUd ANd 1/2" 3/4" 1-7/32"

oILTIghT

1" 1-1/4" 1-1/2" 2" 1/2" 3/4" 1-7/32"
oILTIghT

1-1/4"

AccEssoRIEs

3/8" Draw Stud

Spacer & 7/16" Draw Stud

Spacer & 3/4" Draw Stud

3/4" Draw Stud
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cAT. No. Upc No. dEscRIpTIoN
29451 29451 7/16" (11.1 mm) Stainless Steel Draw Stud

Parts List for Quick Draw®, Quick Draw 90® and Quick Draw® Flex Kits

opTIoNAL AccEssoRIEs foR 7806sB, 7804E, 7804EsB, 7804Iso, 7906sB, 7904E, 7904EsB ANd 7904Iso kITs (NoT INcLUdEd IN kITs)

 hoLE sIzE kIT cAT./Upc No.
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721-1/2 31756
1/2" Conduit Size 
Slug-Buster® Punch

1/2" 7/8 0.885 22.5 ✓ ✓ ✓ ✓ ✓

14722 14722 1/2" Conduit Size Die 1/2" 7/8 0.885 22.5 ✓ ✓ ✓ ✓ ✓

721-3/4 31757
3/4" Conduit Size 
Slug-Buster® Punch

3/4" — 1.115 28.3 ✓ ✓ ✓

124AV 06972 3/4" Conduit Size Die 3/4" — 1.115 28.3 ✓ ✓ ✓

721-1 31758
1" Conduit Size 
Slug-Buster® Punch

1" — 1.362 34.6 ✓ ✓ ✓

126AV 04011 1" Conduit Size Die 1" — 1.362 34.6 ✓ ✓ ✓

721-1-1/4 31759
1-1/4" Conduit Size Slug-
Buster® Punch

1-1/4" 1-11/16 1.701 43.2 ✓ ✓ ✓

128AV 04013 1-1/4" Conduit Size Die 1-1/4" 1-11/16 1.701 43.2 ✓ ✓ ✓

721-1-1/2 31760
1-1/2" Conduit Size Slug-
Buster® Punch

1-1/2" 1-15/16 1.951 49.6 ✓ ✓ ✓

440AV 04061 1-1/2" Conduit Size Die 1-1/2" 1-15/16 1.951 49.6 ✓ ✓ ✓

721-2 31761
2" Conduit Size 
Slug-Buster® Punch

2" 2-3/8 2.416 61.5 ✓ ✓ ✓

442AV 04063 2" Conduit Size Die 2" 2-3/8 2.416 61.5 ✓ ✓ ✓

31696 31696 Pg-9 Slug-Buster® Punch — — 0.598 74.0 ✓ ✓

32002 32002 Pg-9 Die — — 0.598 74.0 ✓ ✓

31970 31970 Pg-11 Slug-Buster® Punch — — 0.732 89.9 ✓ ✓

32003 32003 Pg-11 Die — — 0.732 89.9 ✓ ✓

31971 31971 Pg-13 Slug-Buster® Punch — — 0.803 102.7 ✓ ✓ ✓ ✓

32004 32004 Pg-13 Die — — 0.803 102.7 ✓ ✓ ✓ ✓

31973 31973 Pg-21 Slug-Buster® Punch 3/4" — 1.115 115.4 ✓ ✓

32006 32006 Pg-21 Die 3/4" — 1.115 115.4 ✓ ✓

36284 36284
30.5 mm 
Slug-Buster® Punch

— 1-7/32 1.210 30.5 ✓ ✓

36279 36279 30.5 mm Die — 1-7/32 1.210 30.5 ✓ ✓

35163 35163
ISO-16  
Slug-Buster® Punch

— — 0.638 16.2 ✓

35162 35162 ISO-16 Die — — 0.638 16.2 ✓ ✓

35165 35165
ISO-25  
Slug-Buster® Punch

— 1 1.000 25.4 ✓

35164 35164 ISO-25 Die — 1 1.000 25.4 ✓ ✓

35169 35169
ISO-32  
Slug-Buster® Punch

— — 1.280 32.5 ✓

35168 35168 ISO-32 Die — — 1.280 32.5 ✓ ✓

35158 35158
ISO-40  
Slug-Buster® Punch

— — 1.595 40.5 ✓

35159 35159 ISO-40 Die — — 1.595 40.5 ✓ ✓

34288 34288
Quick Draw® Hydrualic Punch 
Driver

✓ ✓ ✓ ✓ ✓

33796 33796
Quick Draw 90® Hydrualic 
Punch Driver

✓ ✓ ✓ ✓ ✓

10383 10383 Quick Draw® Flex Driver ✓ ✓

DR
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1614SS 30043 Draw Stud - 3/8" x 2-13/16" ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓

31872 31872 Draw Stud - 3/4" x 4-1/8" ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓

1924AA 03248 Spacer - Short ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓

33967 33967 Stud Adapter - 3/8" ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓ ✓

35202 35202 Plastic Case ✓ ✓ ✓ ✓ ✓ ✓

34983 34983 Plastic Case ✓ ✓ ✓ ✓

10391 10391 Plastic Case ✓ ✓


