
Midwest Electric Products
Section 8 – Power Inlets

8-8

Data subject to change without notice.

Technical Data

Knockout Con�guration

Fig. 1
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* Knockouts shown for size not for exact positions.

Knockout Key
G = 1/2", 3/4", 1"
S = 1/2", 3/4", 1", 1-1/4", 1-1/2"

Fig. A
U020N
L14-20

Fig. B
U030N
L14-30

Fig. C
U022N

(2) L14-20

Fig. D
U0500N
CS6375

20 – 50 Amps, 120/240V

Fig. Model Number Amps Receptacles
Dimensions (inches)

Height Width Depth

A U020N 20 L14-20

14-3/8 6-3/4 5-3/16
B U030N 30 L14-30

C U022N 40 (2) L14-201

D U050N 50 CS63752

1 Also includes (2) MHQL1120 20A circuit breakers and one breaker space.
2 California Standard, three pole, 4 wire grounded non-NEMA.
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