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All devices listed on this page conform to NEMA WD-1 and WD-6.

Features
•  Auto-ground clip assures positive 

ground.
•  Two drive screws anchor strap to back 

body and face where abrupt removal 
torque is greatest. 

•  Heavy-duty, corrosion-resistant zinc-
plated steel strap for added strength.

•  One-piece brass triple-wipe power 
contacts for lasting retention.

STRAIGHT BLADE RECEPTACLES
Specification Grade Single Receptacles 15 & 20A, 125 & 250V 

5371I

.950"

3.280"

1.380"

2.370"

1.320"

NEMA
5-15R

NEMA
5-20R

NEMA
6-15R

NEMA
6-20R

2 Pole, 3 Wire

For Bulk Packaging Solutions 
consult factory.

CATALOG NUMBER

RATING

COLOR
NEMA 
CONFIG. NO.

3rd PARTY COMPLIANCE

UL498 C22.2 No. 42A. V.

SINGLE RECEPTACLES SIDE WIRE
5251I 15 125 Ivory 5-15R • •
5251W 15 125 White 5-15R • •
5251 15 125 Brown 5-15R • •
5251LA 15 125 Light Almond 5-15R • •
5351I 20 125 Ivory 5-20R • •
5351W 20 125 White 5-20R • •
5351 20 125 Brown 5-20R • •
5351LA 20 125 Light Almond 5-20R • •
5651I 15 250 Ivory 6-15R • •
5651W 15 250 White 6-15R • •
5651 15 250 Brown 6-15R • •
5651LA 15 250 Light Almond 6-15R • •
5851I 20 250 Ivory 6-20R • •
5851W 20 250 White 6-20R • •
5851 20 250 Brown 6-20R • •
5851LA 20 250 Light Almond 6-20R • •
SHORT STRAP SINGLE RECEPTACLES SCREW SPACING 2.370"
5251SSIB 15 125 Ivory 5-15R • •
5251SSWB 15 125 White 5-15R • •
5251SSBKB 15 125 Black 5-15R • •
5251SSLAB 15 125 Light Almond 5-15R • •
SINGLE RECEPTACLES SIDE WIRE RIGHT ANGLE SLOTS
5371I 20 125 Ivory Non-NEMA • •
5371W 20 125 White Non-NEMA • •
5371 20 125 Brown Non-NEMA • •
SHORT STRAP SINGLE RECEPTACLES SCREW SPACING 1.750"
5258I 15 125 Ivory 5-15R • •
5258W 15 125 White 5-15R • •
5258 15 125 Brown 5-15R • •
5258BK 15 125 Black 5-15R • •
5358I 20 125 Ivory 5-20R • •
5358W 20 125 White 5-20R • •
5358 20 125 Brown 5-20R • •
5358BK 20 125 Black 5-20R • •
5658I 15 250 Ivory 6-15R • •
5658 15 250 Brown 6-15R • •
5858I 20 250 Ivory 6-20R • •
5858W 20 250 White 6-20R • •
5858 20 250 Brown 6-20R • •

Supplied with mounting screws.

5258I

1.00"

1.49"

1.75"

.762"

5251I

3.280"

1.380"

2.370"
1.08"



WWW.LEGRAND.US/PASSANDSEYMOUR 

B-87

ST
R

AI
G

H
T 

B
LA

D
E 

R
EC

EP
TA

CL
ES

PASS & SEYMOUR

DEVICES & WALL PLATES
Color Selection Chart

Devices & Plastic Wall Plate Colors

To order custom metal wall plates, see Pages P-40 – P-44.
For additional colors consult factory.

Custom Metal Wall Plates Paint Finish Colors
Paint Color

Metal Wall Plates
Metal Finish

Black Blue Brown Gray Orange Red

See specific device and wall plate catalog charts for particular color availabilities.

Aluminum Brass (Brushed) Polished Brass Stainless Steel Brushed Bronze  Chrome

Orange Green Gray Yellow Glossy Black Brown White

Primer Red Pink Flat Black Ivory Light Almond Blue

Ivory Light Almond White Green Antique Brass Dark Bronze Nickel




